
Right Angle Adapter, SMA-Female to SMA-male SFR-SM50+

Typical Performance Data

FREQUENCY INSERTION 

LOSS 

SMA-FEMALE  

VSWR

SMA-MALE  

VSWR
(MHz) (dB) (:1) (:1) 

10 0.000 1.00 1.00

20 0.002 1.00 1.00

30 0.005 1.00 1.00

40 0.005 1.00 1.00

50 0.006 1.00 1.00

60 0.008 1.00 1.00

70 0.007 1.00 1.00

80 0.009 1.00 1.00

90 0.009 1.00 1.00

100 0.011 1.00 1.00

500 0.032 1.01 1.01

1000 0.039 1.01 1.01

1500 0.046 1.01 1.01

2000 0.033 1.01 1.01

2500 0.051 1.01 1.00

3000 0.047 1.01 1.01

3500 0.048 1.01 1.01

4000 0.046 1.02 1.03

4500 0.039 1.02 1.02

5000 0.046 1.02 1.02

5500 0.049 1.02 1.02

6000 0.050 1.02 1.01

6500 0.048 1.02 1.01

7000 0.041 1.02 1.01

7500 0.033 1.02 1.01

8000 0.031 1.02 1.02

8500 0.025 1.04 1.03

9000 0.002 1.04 1.04

9500 0.030 1.06 1.05

10000 0.022 1.07 1.06

10500 0.016 1.08 1.08

11000 0.005 1.09 1.09

11500 0.011 1.09 1.10

12000 0.039 1.11 1.12

12500 0.072 1.11 1.12

13000 0.021 1.11 1.10

13500 0.018 1.10 1.07

14000 0.003 1.09 1.05

14500 0.072 1.09 1.04

15000 0.044 1.06 1.02

15500 0.006 1.05 1.04

16000 0.035 1.05 1.07

16500 0.067 1.05 1.11

17000 0.103 1.06 1.13

17500 0.064 1.06 1.12

18000 0.142 1.05 1.12
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