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Case Style DB 
 
 
 
 
 
 
 

 
 
 
 
 
 

CASE # A B C D E F G H J K WT. GRAM 

DB1627 
.160 

(4.06) 
.150 

(3.81) 
.160 

(4.06) 
.050 

(1.27) 
.040 

(1.02) 
.025 

(0.64) 
.028 

(0.71) 
.065 

(1.65) 
.190 

(4.83) 
.030 

(0.76) 
.15 

Dimensions are in inches (mm).  Tolerances:  2 Pl. + .01; 3Pl.  .005 
 
 
 
 
Notes: 
1. Case material: Plastic. 
2. Termination finish: 

For RoHS Case Styles:  Tin plate over Nickel plate.  All models, (+) suffix. 
For RoHS-5 Case Styles:  Tin-Lead plate.   All models, no (+) suffix. 

3 Orientation dot on top hat & orientation feature on substrate correspondence to pin #1. 
4 Top-Hat total thickness: .013 inches MAX. 

Outline Dimensions 
DB1627 

PCB Land Pattern 


