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Case Style  H 
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CASE# P Q WT.GRAMS 

H16 
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Dimensions are in inches (mm). Tolerances: 2PL. ± .03; 3PL. ± .015 

 

 

 

 

H16 Outline Dimensions 

Notes: 
1. Case material: Aluminum alloy. 
2. Case finish: 

 For RoHS Case Styles: Clear chemical conversion coating, non-chrome or trivalent chrome based. 
3. Mounting bracket available on request. Add suffix B to part number. 
4. Bracket version, option B, dimension “C” changes from .75 to .94 inches when connectors are type N. 
5. Refer to the individual model data sheet for the type of connectors available. 


