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Notes: 
1. Case material: Nickel-Silver alloy. 
2. Base: Printed wiring laminate.  
3.    Termination finish: 
          For RoHS Case Styles: 2-5 μ inch (.05-.13 microns) Gold over 120-240 μ inch (3.05-6.10 microns) Nickel plate. 
    All models, (+) suffix. 

Outline Dimensions 

MQ1770 

CASE# A B C D E F G H J K L M N 

MQ1770 
.460 

(11.68) 
.660 

(16.76) 
.175 

(4.45) 
.133 

(3.38) 
.197 

(5.00) 
.106 

(2.69) 
.124 

(3.15) 
.060 

(1.52) 
.140 

(3.56) 
.055 

(1.40) 
.095 

(2.41) 
.124 

(3.15) 
.168 

(4.27) 
 

CASE# P Q R S T U V W X Y Z WT,GRAMS 

MQ1770 
.500 

(12.70) 
.308 

(7.82) 
.700 

(17.78) 
.454 

(11.53) 
.123 

(3.12) 
.550 

(13.97) 
.350 

(8.89) 
.158 

(4.01) 
.075 

(1.91) 
.060 

(1.52) 
.184 

(4.67) 
1.8 

Dimensions are in inches (mm).  Tolerances:  2Pl.  ± .03; 3PL. ± .015 

PCB Land Pattern 


