Frequency Mixer

MCA-36FH+

Typical Performance Data

CONVERSION LOSS COMPRESSION
IF FIXED IP3 INPUT @RF IN=+17dBm
@IF(OUT)=430MHz (dBm)
RF | LO (dB) RF | LO RF | LO (dB)

(IN) (IN) (IN)
(MHz) | (MHz) @LO (dBm) (MHz) | (MHz) @LO (dBm) (MHz) | (MHz) @LO (dBm)

+14 +17 +20 +14 +17 +20 +14 +17 +20
2700.1|2270.1] 16.56 | 13.26 | 11.31 2700.1|2270.1] 13.28 | 17.95 | 19.79 2700.1|2270.1] -0.47 | 0.91 0.78
2740.1| 2310.1] 16.25 | 12.76 | 10.65 2740.1|2310.1] 12.33 | 17.32 | 19.92 2740.1|2310.1] -0.19 | 0.78 1.17
2780.1|2350.1] 16.29 | 12.76 | 10.59 2780.1|2350.1] 11.54 | 15.96 | 19.28 2780.1|2350.1] -0.64 | 0.40 0.93
2820.1|2390.1] 14.65 | 11.70 | 9.73 2820.1|2390.1] 12.40 | 16.54 | 20.67 2820.1|2390.1] -0.42 | 0.47 1.02
2860.1|2430.1] 14.57 | 11.73 | 9.61 2860.1|2430.1] 11.92 | 15.91 | 20.65 2860.1|2430.1] -0.57 | 0.33 1.00
2900.1|2470.1] 13.35| 10.72 | 8.93 2900.1|2470.1] 13.08 | 17.51 | 22.97 2900.1|2470.1] -0.44 | 0.45 0.88
2940.1| 2510.1] 12.74 | 10.22 | 9.25 2940.1| 2510.1] 13.52 | 18.20 | 19.14 2940.1| 2510.1] -0.24 | 0.52 0.19
2980.1| 2550.1] 12.17 | 9.90 8.40 2980.1| 2550.1| 14.57 | 19.17 | 25.85 2980.1|2550.1] -0.25 | 0.44 0.74
3020.1]2590.1| 11.01 | 9.12 7.96 3020.1]2590.1| 16.19 | 20.63 | 25.67 3020.1]2590.1| 0.02 0.54 0.68
3060.1]2630.1| 10.98 | 9.07 7.98 3060.1]|2630.1| 16.09 | 20.56 | 24.92 3060.1]2630.1| -0.15 | 0.45 0.62
3100.1]2670.1| 9.89 8.38 7.71 3100.1|2670.1| 17.91 | 22.86 | 25.66 3100.1]2670.1| 0.15 0.58 0.60
3140.1]2710.1| 9.57 8.27 7.63 3140.1|2710.1| 18.77 | 23.44 | 26.67 3140.1]2710.1| 0.15 0.50 0.54
3180.1]2750.1|] 9.01 7.97 7.50 3180.1]|2750.1| 21.15 | 25.34 | 29.39 3180.1]|2750.1| 0.27 0.45 0.45
3230.1]2800.1| 8.34 7.74 7.50 3230.1]|2800.1| 22.81 | 28.05 | 32.42 3230.1]2800.1| 0.48 0.43 0.30
3270.1]2840.1| 7.93 7.63 7.52 3270.1]|2840.1| 25.05 | 30.22 | 34.65 3270.1]2840.1| 0.51 0.35 0.21
3320.1]2890.1| 7.60 7.48 7.52 3320.1]2890.1| 25.72 | 30.88 | 37.01 3320.1]2890.1| 0.48 0.26 0.13
3360.1]2930.1| 7.54 7.45 7.47 3360.1]|2930.1| 26.31 | 32.43 | 37.52 3360.1]2930.1| 0.34 0.19 0.11
3410.1]2980.1| 7.62 7.63 7.71 3410.1|2980.1| 27.40 | 34.24 | 41.76 3410.1]2980.1| 0.24 0.12 0.09
3450.1]3020.1| 7.70 7.76 7.86 3450.1]|3020.1| 28.15 | 36.43 | 38.15 3450.1]3020.1| 0.18 0.07 0.07
3500.1]3070.1| 7.76 7.89 8.05 3500.1]|3070.1| 28.31 | 34.93 | 39.99 3500.1]3070.1|] 0.21 0.04 0.02
3540.1|3110.1| 7.76 7.89 8.04 3540.1]3110.1| 27.64 | 33.36 | 38.50 3540.1]3110.1| 0.27 0.04 0.01
3590.1|3160.1| 7.75 7.88 8.04 3590.1]3160.1| 25.97 | 30.27 | 36.59 3590.1|3160.1| 0.47 0.12 0.03
3630.1]3200.1| 7.88 7.94 8.07 3630.1]3200.1| 26.05 | 30.30 | 40.83 3630.1]3200.1| 0.43 0.13 0.04
3680.1]3250.1| 8.03 8.05 8.17 3680.1]|3250.1| 24.91 | 28.12 | 34.92 3680.1]3250.1| 0.57 0.19 0.03
3720.1]3290.1| 8.27 8.21 8.29 3720.1]13290.1| 24.93 | 27.97 | 34.48 3720.1]3290.1| 0.51 0.18 0.03
3770.1|3340.1| 8.47 8.33 8.35 3770.1]3340.1| 23.73 | 26.20 | 29.70 3770.1]3340.1| 0.62 0.29 0.08
3810.1]3380.1| 8.76 8.56 8.50 3810.1]3380.1| 24.07 | 26.22 | 28.94 3810.1]3380.1| 0.45 0.20 0.05
3860.1]|3430.1| 8.94 8.66 8.55 3860.1|3430.1| 24.16 | 26.11 | 28.06 3860.1]|3430.1| 0.45 0.24 0.06
3900.1]|3470.1| 9.28 8.97 8.82 3900.1|3470.1| 25.35 | 27.13 | 29.22 3900.1]3470.1| 0.29 0.14 0.01
3950.1]3520.1| 9.40 9.07 8.99 3950.1|3520.1| 29.42 | 29.39 | 30.28 3950.1]3520.1| 0.33 0.20 0.04
3990.1]3560.1| 9.97 9.63 9.64 3990.1]3560.1| 28.03 | 27.73 | 30.44 3990.1]3560.1| 0.22 0.19 0.05
4040.1]3610.1| 10.15| 9.66 9.61 4040.1]3610.1| 24.09 | 26.01 | 30.99 4040.1]3610.1| 0.22 0.28 0.09
4080.1]3650.1| 10.60 | 9.84 9.66 4080.1]3650.1| 23.05 | 25.64 | 31.11 4080.1]3650.1| 0.06 0.27 0.13
4130.1]3700.1| 10.60 | 9.81 9.52 4130.1]|3700.1| 22.71 | 25.33 | 32.19 4130.1]3700.1| 0.04 0.29 0.15
4170.1|3740.1| 11.27 | 10.13 | 9.70 4170.1|3740.1| 22.34 | 24.99 | 30.87 4170.1|3740.1| -0.23 | 0.21 0.16
4220.1]3790.1| 11.13 | 10.16 | 9.68 4220.1]3790.1| 21.96 | 24.67 | 30.99 4220.113790.1| -0.14 | 0.22 0.17
4260.1]3830.1| 11.98 | 10.57 | 9.93 4260.1]|3830.1| 21.08 | 24.08 | 29.16 4260.1]3830.1| -0.46 | 0.16 0.23
4310.1]3880.1| 11.78 | 10.60 | 9.92 4310.1]|3880.1| 21.43 | 24.59 | 31.45 4310.1]3880.1| -0.38 | 0.11 0.18
4350.1]13920.1| 12.66 | 10.99 | 10.18 4350.1]3920.1| 20.85 | 24.38 | 31.48 4350.1]3920.1| -0.75 | -0.03 | 0.15
4400.1]3970.1| 12.47 | 11.06 | 10.25 4400.1]3970.1] 20.51 | 23.87 | 29.61 4400.1]3970.1| -0.58 | 0.04 0.20
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Frequency Mixer MCA-36FH+

Typical Performance Data

CONVERSION LOSS CONVERSION LOSS CONVERSION LOSS
VS. IF FREQUENCY VS. IF FREQUENCY VS. IF FREQUENCY
@RF(IN)=3550MHz @RF(IN)=3490MHz @RF(IN)=3610.1MHz
IF LO (dB) IF LO (dB) IF LO (dB)
(OuT) (OuT) (OuT)
(MHz) | (MHz) @LO (dBm) (MHz) | (MHz) @LO (dBm) (MHz) | (MHz) @LO (dBm)
+17 +17 +17
1049.9] 2500.1 13.12 10.1 |3500.1 26.69 1010.0{ 2600.1 11.55
994.6 | 2555.4 12.03 70.1 |3560.1 11.64 990.0 12620.1 11.31
939.3 | 2610.7 11.16 130.1 | 3620.1 9.03 970.0 |1 2640.1 10.89
884.0 | 2666.0 9.98 190.1 | 3680.1 8.10 950.0 |1 2660.1 10.48
828.6 |12721.4 9.42 250.1 | 3740.1 7.96 930.0 |1 2680.1 10.15
773.3 |2776.7 8.66 310.1 | 3800.1 7.96 910.0 | 2700.1 9.97
718.0 | 2832.0 8.41 370.1 |1 3860.1 8.03 890.0 1 2720.1 9.67
662.7 | 2887.3 8.21 430.1 13920.1 8.30 870.0 | 2740.1 9.42
607.4 | 2942.6 8.14 490.1 13980.1 8.41 850.0 |1 2760.1 9.23
552.1 12997.9 8.06 550.1 14040.1 8.62 830.0 |1 2780.1 9.06
496.8 | 3053.2 7.96 610.1 |4100.1 8.84 810.0 |1 2800.1 8.95
441.4 13108.6 7.88 670.1 | 4160.1 8.97 790.0 | 2820.1 8.83
386.1 | 3163.9 7.67 730.1 |4220.1 9.13 770.0 | 2840.1 8.72
330.8 |3219.2 7.66 790.1 | 4280.1 9.24 750.0 | 2860.1 8.63
275.5 |3274.5 7.57 850.1 14340.1 9.38 730.0 | 2880.1 8.65
220.2 | 3329.8 7.63 910.1 | 4400.1 9.64 710.0 | 2900.1 8.58
164.9 | 3385.1 8.04 970.1 | 4460.1 9.51 690.0 | 2920.1 8.54
109.6 | 3440.4 9.40 1030.1| 4520.1 9.72 670.0 | 2940.1 8.47
54.3 |3495.7 13.08 1090.1| 4580.1 9.77 650.0 | 2960.1 8.44
10.0 |3560.0 27.08 1150.1| 4640.1 10.15 630.0 | 2980.1 8.44
154.2 | 3704.2 8.71 1210.1| 4700.1 10.20 610.0 | 3000.1 8.35
298.4 | 3848.4 8.14 1270.1|4760.1 10.01 590.0 13020.1 8.34
442.6 13992.6 8.51 1330.1| 4820.1 10.04 570.0 |1 3040.1 8.24
586.9 14136.9 8.95 1390.1| 4880.1 9.81 550.0 | 3060.1 8.25
731.1 |4281.1 9.35 1470.1|4960.1 9.50 530.0 | 3080.1 8.20
875.3 14425.3 9.64 1530.1|5020.1 9.26 510.0 | 3100.1 8.17
1019.5| 4569.5 9.93 1610.1|5100.1 9.06 470.0 | 3140.1 8.05
1163.7|4713.7 10.40 1670.1|5160.1 8.99 450.0 |13160.1 8.02
1307.9|4857.9 10.06 1750.1|5240.1 8.83 410.0 | 3200.1 7.90
1452.2|5002.2 9.67 1810.1|5300.1 8.75 390.0 |3220.1 7.88
1567.5|5117.5 9.29 1890.1|5380.1 8.70 350.0 | 3260.1 7.83
1711.7|5261.7 8.89 1950.1| 5440.1 8.74 330.0 |3280.1 7.76
1827.1|5377.1 8.87 2030.1|5520.1 8.73 290.0 | 3320.1 7.71
1971.3|5521.3 8.85 2090.1|5580.1 8.61 270.0 | 3340.1 7.77
2086.7|5636.7 8.67 2170.1|5660.1 8.99 230.0 | 3380.1 7.85
2230.9|5780.9 10.77 2230.1|5720.1 9.81 210.0 | 3400.1 7.91
2346.3|5896.3 10.86 2310.1|5800.1 10.87 170.0 | 3440.1 8.29
2490.5| 6040.5 9.94 2370.1|5860.1 10.84 150.0 | 3460.1 8.59
2605.9|6155.9 9.73 2450.1|5940.1 10.51 110.0 | 3500.1 9.60
2750.1]6300.1 10.77 2510.1]6000.1 10.11 90.0 |3520.1 10.60
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Frequency Mixer

MCA-36FH+

Typical Performance Data

LO

(MHz)

LO-RF ISOLATION
(dB)

LO-IF ISOLATION
(dB)

RF LO

@LO (dBm)

+14 +17 +20

@LO (dBm)

+14 +17 +20

RF-IF ISOLATION
(dB)

(IN)
(MHz) | (MHz)

@LO (dBm)

+14 +17 +20

2270.1
2310.1
2350.1
2390.1
2430.1
2470.1
2510.1
2550.1
2590.1
2630.1
2670.1
2710.1
2750.1
2800.1
2840.1
2890.1
2930.1
2980.1
3020.1
3070.1
3110.1
3160.1
3200.1
3250.1
3290.1
3340.1
3380.1
3430.1
3470.1
3520.1
3560.1
3610.1
3650.1
3700.1
3740.1
3790.1
3830.1
3880.1
3920.1
3970.1

27.37 | 28.36 | 29.12
29.06 | 29.93 | 31.13
30.61 | 31.37 | 32.92
32.02 ] 3291 | 35.14
32.79 | 33.85 | 36.16
33.76 | 35.43 | 37.54
34.34 | 35.96 | 36.17
35.00 | 36.57 | 36.99
35.40 | 36.32 | 36.00
35.16 | 35.61 | 34.86
34.86 | 34.86 | 34.16
33.95| 33.42 | 32.94
33.59 | 33.42 | 33.18
32.24 | 31.95 | 31.83
31.65 | 31.60 | 31.61
29.73 | 30.50 | 30.97
31.02 | 32.41 | 32.90
32.87 | 34.62 | 35.20
35.96 | 37.14 | 37.40
41.18 | 41.32 | 39.30
53.22 | 49.16 | 43.71
56.65 | 50.46 | 45.78
53.71 | 48.35 | 44.52
46.53 | 44.22 | 42.60
43.77 | 42.56 | 41.26
41.80 | 41.31 | 40.74
40.12 | 40.06 | 39.45
37.56 | 37.86 | 37.62
35.49 | 35.62 | 35.37
32.69 | 32.48 | 32.32
32.65 | 32.92 | 33.06
35.36 | 35.58 | 35.54
36.79 | 36.96 | 36.91
37.48 | 38.25 | 38.17
37.43 ] 38.78 | 39.30
37.68 | 39.34 | 39.98
37.33 | 38.99 | 40.17
37.59 | 39.07 | 39.66
37.49 | 38.74 | 39.58
37.97 | 38.96 | 39.52

32.68 | 33.68 | 34.24
34.04 | 35.37 | 36.42
35.63 | 37.20 | 38.49
37.84 | 39.75 | 40.59
39.29 | 40.98 | 40.48
41.76 | 41.13 | 37.98
42.26 | 39.37 | 35.90
40.23 | 36.73 | 33.56
37.08 | 33.86 | 31.48
35.09 | 32.12 | 30.04
32.14 | 29.97 | 28.34
30.85 | 28.74 | 27.59
28.99 | 27.42 | 26.48
27.83 | 26.49 | 25.91
26.97 | 26.07 | 25.79
26.14 | 26.33 | 26.64
26.11 | 26.41 | 26.71
25.60 | 25.95 | 26.34
25.82 | 26.01 | 26.85
25.26 | 25.28 | 25.90
26.12 | 26.20 | 26.65
28.33 | 28.43 | 28.60
29.99 | 30.40 | 30.61
32.13 | 32.57 | 32.95
33.53 | 34.01 | 34.04
34.87 | 35.10 | 35.05
36.55 | 36.24 | 35.46
39.95| 38.98 | 37.74
42.13 | 41.17 | 39.91
37.09 | 36.04 | 35.05
32.56 | 31.59 | 30.85
31.63 | 30.99 | 30.44
31.72 | 30.94 | 30.46
30.90 | 30.43 | 29.79
30.80 | 30.42 | 30.07
30.14 | 30.08 | 29.70
29.79 | 29.88 | 30.12
29.46 | 30.18 | 30.37
29.00 | 30.01 | 30.85
28.96 | 30.46 | 31.72

2700.1|2270.1
2740.1|2310.1
2780.1| 2350.1
2820.1|2390.1
2860.1| 2430.1
2900.1|2470.1
2940.1| 2510.1
2980.1| 2550.1
3020.1]2590.1
3060.1]2630.1
3100.1]2670.1
3140.1|2710.1
3180.1]2750.1
3230.1|2800.1
3270.1]|2840.1
3320.1]2890.1
3360.1]2930.1
3410.1]|2980.1
3450.1]3020.1
3500.1]3070.1
3540.1]3110.1
3590.1]3160.1
3630.1|3200.1
3680.1]3250.1
3720.1]3290.1
3770.1]|3340.1
3810.1]3380.1
3860.1]3430.1
3900.1|3470.1
3950.1]3520.1
3990.1]3560.1
4040.1]3610.1
4080.1]3650.1
4130.1]3700.1
4170.1]|3740.1
4220.1]3790.1
4260.1]3830.1
4310.1]3880.1
4350.1]3920.1
4400.1]3970.1

22.39 | 19.06 | 16.17
23.28 | 19.83 | 17.17
24.05 | 20.78 | 18.39
2411 | 21.28 | 19.39
25.42 | 22.79 | 20.85
25.99 | 23.42 | 21.96
27.76 | 24.86 | 23.94
28.45 | 25.97 | 25.60
29.38 | 27.94 | 27.96
31.24 | 29.75 | 28.83
32.12 | 29.54 | 27.51
31.22 | 27.48 | 25.45
28.71 | 25.30 | 23.99
26.56 | 24.24 | 23.48
24.77 | 23.50 | 23.09
23.19 | 22.59 | 22.49
21.75| 21.52 | 21.58
2152 | 21.44 | 21.35
21.61| 21.63 | 21.54
21.05| 21.13 | 21.03
20.48 | 20.52 | 20.44
19.83 | 19.81 | 19.75
19.71 | 19.68 | 19.55
19.85| 19.87 | 19.78
20.05 | 20.13 | 20.02
20.11 | 20.20 | 20.17
20.18 | 20.26 | 20.26
20.75 | 20.87 | 20.97
21.19| 21.50 | 21.72
21.79 | 22.16 | 22.51
22.61 | 22.94 | 23.37
23.28 | 23.57 | 23.84
2415 | 24.32 | 24.40
25.69 | 25.32 | 25.02
26.85| 25.91 | 25.31
27.60 | 26.18 | 25.30
28.20 | 26.18 | 25.24
27.06 | 25.50 | 24.67
26.74 | 25.10 | 24.30
25.21 | 24.11 | 23.53
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Frequency Mixer

MCA-36FH+

Typical Performance Data

IF VSWR
RF YSWR LO YSWR @LO=3600MHz
(1) (1) .
RF LO LO IF (1)
(IN) (ouT)

(MHz) | (MHz) @LO (dBm) (MHz) @LO (dBm) (MHz) @LO (dBm)

+14 +17 +20 +14 +17 +20 +14 +17 +20
2700.1|2270.1| 5.39 4.36 3.48 2270.1| 27.59 | 26.74 | 24.83 100.1 | 4.51 3.82 3.50
2740.1|2310.1| 5.44 4.28 3.40 2310.1| 28.96 | 27.16 | 23.81 180.1 | 1.93 1.79 1.82
2780.1]|2350.1| 5.19 4.01 3.16 2350.1| 29.96 | 27.59 | 23.49 260.1 | 1.22 1.22 1.46
2820.1]|2390.1| 4.66 3.61 2.81 2390.1| 32.18 | 30.49 | 27.59 340.1 | 1.18 1.26 1.51
2860.1]2430.1| 4.57 3.54 2.69 2430.1| 29.46 | 26.33 | 21.46 420.1 | 1.46 1.50 1.68
2900.1|2470.1| 3.95 3.00 2.27 2470.1| 30.49 | 28.49 | 25.56 500.1 | 1.73 1.71 1.83
2940.1] 2510.1| 3.71 2.82 2.16 2510.1| 27.59 | 24.83 | 19.54 580.1 | 1.98 1.87 1.92
2980.1| 2550.1| 3.29 2.55 1.93 2550.1| 26.33 | 23.81 | 19.76 660.1 | 2.21 2.01 2.00
3020.1]2590.1] 2.93 2.29 1.75 2590.1| 25.19 | 23.49 | 20.70 740.1 | 2.27 2.06 2.00
3060.1]2630.1| 2.79 2.17 1.69 2630.1| 21.73 | 19.54 | 16.11 820.1 | 2.40 2.11 2.01
3100.1]2670.1| 2.49 1.94 1.62 2670.1| 20.22 | 18.70 | 16.72 900.1 | 2.49 2.14 1.99
3140.1]2710.1| 2.34 1.88 1.61 2710.1| 17.05 | 15.39 | 13.19 980.1 | 2.54 2.16 1.96
3180.1]2750.1] 2.15 1.79 1.63 2750.1| 14.50 | 13.19 | 11.69 1060.1| 2.60 2.16 1.92
3230.1]2800.1] 1.92 1.70 1.63 2800.1| 10.82 | 9.74 8.51 1140.1| 2.47 2.04 1.78
3270.1]|2840.1| 1.76 1.67 1.69 2840.1| 8.31 7.44 6.66 1220.1| 2.50 2.02 1.72
3320.1]2890.1| 1.66 1.65 1.71 2890.1| 5.70 5.10 4.61 1300.1| 2.38 1.90 1.60
3360.1]2930.1] 1.71 1.75 1.83 2930.1| 4.14 3.76 3.45 1380.1| 2.25 1.80 1.51
3410.1]2980.1] 1.81 1.88 1.97 2980.1| 2.85 2.63 2.45 1460.1| 2.18 1.72 1.43
3450.1]3020.1| 1.86 1.97 2.09 3020.1| 2.32 2.23 2.18 1540.1| 2.10 1.65 1.35
3500.1]3070.1] 1.92 2.02 2.14 3070.1] 2.30 2.35 2.43 1600.1| 1.99 1.56 1.27
3540.1]3110.1| 1.92 2.03 2.15 3110.1| 2.72 2.86 3.04 1680.1| 1.83 1.43 1.17
3590.1]3160.1| 2.03 2.11 2.20 3160.1| 3.51 3.70 3.88 1740.1| 1.67 1.31 1.09
3630.1]3200.1| 2.06 2.12 2.22 3200.1| 4.38 4.62 4.88 1820.1| 1.53 1.21 1.09
3680.1]3250.1| 2.24 2.26 2.32 3250.1| 5.34 5.52 5.59 1880.1| 1.47 1.18 1.14
3720.1]3290.1| 2.30 231 2.37 3290.1| 6.39 6.66 6.86 1960.1| 1.39 1.16 1.22
3770.1]3340.1| 257 2.55 2.58 3340.1| 7.20 7.22 6.97 2020.1| 1.40 1.21 1.27
3810.1]3380.1| 2.65 2.61 2.64 3380.1| 8.16 8.39 8.47 2100.1| 1.48 1.33 1.38
3860.1]3430.1] 2.93 2.86 2.86 3430.1| 8.55 8.35 7.73 2160.1| 1.58 1.41 1.41
3900.1]3470.1] 3.02 2.93 291 3470.1| 9.08 9.08 8.95 2240.1| 1.81 1.63 1.59
3950.1]3520.1] 3.25 3.11 3.05 3520.1| 8.60 8.16 7.44 2300.1| 1.99 1.84 1.80
3990.1]3560.1] 3.29 3.09 3.04 3560.1| 9.28 9.04 8.60 2380.1| 2.28 2.12 2.06
4040.1]3610.1| 3.42 3.19 3.14 3610.1] 10.96 | 10.62 | 9.85 2440.1| 2.52 2.35 2.29
4080.1]3650.1| 3.69 3.36 3.25 3650.1] 11.69 | 11.09 | 10.02 2520.1| 2.78 2.60 2.52
4130.1]3700.1] 3.83 3.48 3.32 3700.1] 13.19 | 12.80 | 11.93 2580.1| 3.12 2.92 2.80
4170.1]|3740.1| 4.18 3.70 3.48 3740.1] 12.80 | 11.85 | 10.25 2660.1| 3.37 3.11 2.97
4220.1]3790.1| 4.32 3.86 3.60 3790.1| 14.50 | 14.03 | 13.29 2720.1| 3.54 3.20 2.99
4260.1]3830.1| 4.68 4.06 3.74 3830.1] 13.49 | 12.26 | 10.56 2800.1| 3.84 3.47 3.25
4310.1]3880.1| 4.74 4.20 3.84 3880.1| 15.13 | 14.62 | 13.81 2860.1| 3.90 3.49 3.24
4350.1]3920.1| 5.10 4.38 3.97 3920.1| 14.03 | 12.89 | 11.09 2940.1| 4.22 3.76 3.45
4400.1]3970.1| 5.12 4.47 4.04 3970.1] 15.13 | 14.74 | 13.92 3000.1|] 4.08 3.62 3.33

L JMini-Circuits
FF."RF M]'-C F?O‘W'A'I."E COMPONENTS = (S0 8007 50 740071 ASETOY 4 E
166, Birgokdn, Mo York 1122520003 (718] 934 Fae {718 2224561

2 e i

ocke) o mead, Instanily -

For dets

ed performance specs & shopping onkne ses

REV. X3
MCA-36FH+
101027
Page 4 of 5

-COATL



Frequency Mixer

MCA-36FH+

Harmonics Tables

(-dBm) (-dBc)
0 - - 4 12 17 13 34 34 34 --- --- ---
o 1 - 12 +0 31 24 25 36 58 55 53 --- ---
LéJ 2 61 43 64 65 53 56 66 59 76 59 77 ---
x 3 86 75 69 74 59 69 66 74 71 >84 >84 >84
8 4 >90 >84 >84 >84 >84 >84 >84 >84 >84 >84 >84 >84
O 5 >90 >84 >84 >84 >84 >84 >84 >84 >84 >84 >84 >84
% 6 >90 >84 >84 >84 >84 >84 >84 >84 >84 >84 >84 >84
E 7 - - >84 >84 >84 >84 >84 >84 >84 >84 >84 >84
< 8 >84 >84 >84 >84 >84 >84 >84 >84 >84
E 9 | = | — | - | >84| >8] 84| >84 | >84 | >84 | >84 | >84
4 10 --- --- --- --- --- >84 >84 >84 >84 >84 >84 >84
RFCAL O 1 2 3 4 5 6 7 8 9 10
Test conditions: RF IN: 3550 MHz; 2.00 dBm.
LO IN: 3120 MHz; +17.00 dBm
IF OUT: 430 MHz; -5.91 dBm
(-dBm) (-dBc)
0 - - 14 22 26 24 43 46 45 --- --- ---
1 - 12 +0 31 25 26 37 62 56 55 --- ---
% 2 41 33 61 61 42 46 55 49 68 51 68 ---
a 3 62 53 49 56 40 51 46 55 53 76 80 73
O 4 77 79 78 78 65 68 65 61 70 71 81 71
8 5 76 >94 93 80 73 74 67 71 72 72 76 79
% 6 78 92 92 89 84 87 90 83 >04 79 82 79
> 7 --- --- >04 >04 >94 93 87 86 78 82 82 >04
x 8 | — | — | — [ >94 | >04 | >04 | >04 | 89 | >04 | 92 | 90 | 89
E 9 — — — — >94 >94 >04 >904 >904 91 88 93
o 10 >04 >94 >94 >94 >94 >94 >94
RFCAL O 1 2 3 4 5 6 7 8 9 10
LO HARMONICS ORDER
Test conditions: RF IN: 3550 MHz; 12.00 dBm.
LO IN: 3120 MHz; +17.00 dBm
IF OUT: 430 MHz; 3.88 dBm
Notes: 1. All Harmonics are in (dBc) relative to IF OUTPUT.
2. + entry denotes harmonics are in (dBc) above IF OUTPUT.
3. RF Cal represent the Harmonics level of the RF input signal to the mixer.
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