
Voltage Controlled Oscillator ROS-1605PV+

V TUNE FREQ. FREQ PHASE
TUNE SENS PUSH OFFSET NOISE 

(MHz/V) (MHz/V) (KHz) (dBc/Hz)
-55ºC +25ºC +85ºC -55ºC +25ºC +85ºC F2 F3 F4

0.00 70.60 1456.0 1434.5 1415.3 1.74 1.30 0.54 -21.0 -21.4 -32.7 3.25 1 -74
0.25 60.83 1472.3 1452.2 1435.1 1.63 1.20 0.40 -21.0 -21.1 -33.4 2.37 10 -99
0.50 55.54 1486.9 1467.4 1451.2 1.55 1.08 0.31 -21.0 -21.7 -34.2 1.80 100 -120
0.75 51.25 1500.1 1481.3 1465.5 1.49 0.98 0.17 -20.9 -22.2 -34.2 1.43 1000 -141
1.00 47.20 1512.2 1494.1 1478.8 1.41 0.89 0.04 -20.8 -21.3 -35.1 1.18
1.25 44.23 1523.5 1505.9 1491.2 1.31 0.82 -0.07 -20.6 -21.5 -34.8 0.96
1.50 42.23 1534.3 1516.9 1502.7 1.22 0.74 -0.15 -20.3 -21.4 -35.3 0.79
1.75 40.44 1544.6 1527.5 1513.5 1.12 0.65 -0.24 -20.1 -21.6 -35.4 0.60
2.00 39.21 1554.5 1537.6 1523.8 1.02 0.56 -0.35 -20.2 -21.6 -35.4 0.45
2.25 38.00 1564.2 1547.4 1533.7 0.96 0.45 -0.45 -20.3 -21.5 -35.2 0.31
2.50 36.74 1573.4 1556.9 1543.4 0.88 0.37 -0.57 -20.3 -21.8 -35.4 0.16
2.75 35.73 1582.4 1566.1 1552.8 0.79 0.29 -0.69 -20.2 -21.5 -35.3 0.03
3.00 35.06 1591.3 1575.0 1561.9 0.69 0.19 -0.79 -19.9 -21.8 -35.2 0.09
3.25 34.75 1600.1 1583.8 1570.8 0.59 0.09 -0.91 -19.8 -21.7 -35.4 0.20
3.50 34.26 1608.7 1592.5 1579.4 0.50 -0.01 -1.04 -19.4 -21.8 -35.4 0.30
3.75 33.52 1617.0 1601.0 1588.0 0.43 -0.11 -1.18 -19.3 -21.5 -35.0 0.37
4.00 32.60 1625.1 1609.4 1596.5 0.38 -0.20 -1.31 -19.2 -21.4 -35.4 0.41
4.25 31.59 1633.0 1617.6 1604.9 0.30 -0.27 -1.43 -19.1 -21.6 -35.2 0.44
4.50 30.90 1640.7 1625.5 1613.0 0.22 -0.33 -1.53 -19.2 -22.1 -35.5 0.46
4.75 30.51 1648.4 1633.2 1621.0 0.13 -0.42 -1.61 -19.0 -21.9 -35.8 0.51
5.00 30.26 1656.0 1640.8 1628.7 0.01 -0.51 -1.70 -19.0 -22.1 -36.2 0.57
5.25 30.20 1663.7 1648.4 1636.3 -0.11 -0.61 -1.82 -18.9 -22.5 -36.2 0.63
5.50 30.68 1671.6 1655.9 1643.9 -0.24 -0.75 -1.97 -19.3 -22.3 -36.3 0.69
5.75 31.45 1679.7 1663.6 1651.4 -0.33 -0.90 -2.16 -19.1 -22.6 -36.9 0.78
6.00 31.94 1687.5 1671.5 1659.0 -0.40 -1.05 -2.42 -19.8 -23.3 -37.0 0.84
6.25 31.29 1695.1 1679.5 1666.8 -0.46 -1.17 -2.74 -19.7 -23.5 -37.4 0.86
6.50 30.09 1702.5 1687.3 1674.8 -0.51 -1.23 -3.03 -19.6 -24.1 -37.2 0.85
6.75 29.22 1709.7 1694.8 1682.7 -0.56 -1.29 -3.17 -19.4 -23.9 -37.8 0.83
7.00 29.22 1716.8 1702.1 1690.3 -0.65 -1.34 -3.19 -19.3 -23.5 -36.8 0.83

(MHz) (dBm)

Typical Performance Data           
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