
Voltage Controlled Oscillator ROS-3063C-119+

V TUNE FREQ. FREQ PHASE
TUNE SENS PUSH OFFSET NOISE 

(MHz/V) (MHz/V) (KHz) (dBc/Hz)
-55ºC +25ºC +85ºC -55ºC +25ºC +85ºC F2 F3 F4

0.0 32.38 2694.3 2688.8 2683.9 1.34 0.41 -0.29 -18.8 -25.9 -50.0 0.10 1 -79
0.5 28.97 2710.0 2705.0 2700.7 1.19 0.33 -0.36 -19.2 -24.9 -49.9 0.03 10 -104
1.0 27.57 2724.4 2719.5 2715.2 1.01 0.22 -0.41 -19.0 -24.0 -49.0 0.12 100 -125
1.5 26.69 2737.9 2733.3 2729.1 0.94 0.12 -0.51 -19.0 -24.7 -50.1 0.22 1000 -145
2.0 26.65 2751.4 2746.6 2742.4 0.75 0.01 -0.57 -19.3 -24.9 -44.2 0.27
2.5 26.43 2764.7 2759.9 2755.8 0.70 -0.06 -0.68 -19.6 -26.0 -43.1 0.34
3.0 26.84 2777.8 2773.2 2769.0 0.67 -0.08 -0.68 -19.7 -26.9 -42.3 0.38
3.5 27.34 2791.5 2786.6 2782.2 0.58 -0.12 -0.69 -20.0 -27.1 -41.6 0.43
4.0 27.67 2805.2 2800.2 2795.8 0.52 -0.16 -0.72 -20.0 -28.5 -43.4 0.45
4.5 27.98 2819.2 2814.1 2809.6 0.45 -0.20 -0.75 -20.1 -28.9 -40.5 0.47
5.0 28.51 2833.3 2828.1 2823.5 0.45 -0.18 -0.74 -20.1 -30.0 -40.7 0.48
5.5 29.04 2847.8 2842.3 2837.6 0.50 -0.17 -0.71 -20.3 -30.2 -41.5 0.50
6.0 29.62 2862.4 2856.8 2852.1 0.55 -0.09 -0.62 -20.2 -30.9 -41.4 0.51
6.5 30.67 2877.4 2871.7 2866.8 0.59 -0.02 -0.56 -20.5 -31.1 -43.2 0.52
7.0 31.23 2892.8 2887.0 2881.9 0.63 0.02 -0.50 -20.3 -31.5 -44.2 0.55
7.5 32.09 2908.5 2902.6 2897.5 0.64 0.04 -0.46 -20.0 -32.2 -44.3 0.56
8.0 32.66 2924.8 2918.6 2913.4 0.58 0.02 -0.44 -20.4 -33.0 -46.5 0.58
8.5 33.31 2941.1 2935.0 2929.7 0.63 0.05 -0.46 -20.9 -33.8 -47.2 0.58
9.0 33.99 2957.9 2951.6 2946.2 0.69 0.10 -0.40 -20.9 -34.4 -47.7 0.60
9.5 35.14 2975.2 2968.6 2963.1 0.71 0.17 -0.31 -20.9 -34.7 -48.6 0.61
10.0 35.21 2992.7 2986.2 2980.5 0.74 0.18 -0.28 -20.5 -34.6 -48.8 0.62
10.5 36.24 3010.5 3003.8 2998.1 0.75 0.25 -0.21 -20.5 -34.4 -50.4 0.62
11.0 36.06 3028.6 3021.9 3016.0 0.81 0.25 -0.19 -20.6 -34.0 -48.0 0.65
11.5 36.82 3046.8 3039.9 3034.0 0.86 0.35 -0.10 -20.2 -35.1 -48.8 0.62
12.0 36.62 3065.3 3058.4 3052.2 0.94 0.41 -0.03 -20.2 -34.4 -51.2 0.61
12.5 36.28 3083.8 3076.7 3070.5 0.93 0.43 0.05 -20.0 -34.9 -53.5 0.59
13.0 35.92 3101.9 3094.8 3088.7 0.90 0.46 0.07 -19.7 -34.9 -56.0 0.52
13.5 34.73 3120.3 3112.8 3106.3 0.90 0.42 0.07 -19.5 -34.4 -54.3 0.48
14.0 33.15 3137.5 3130.1 3123.9 0.95 0.51 0.07 -19.4 -35.0 -55.1 0.36
14.5 31.42 3154.4 3146.7 3140.1 0.88 0.49 0.16 -19.1 -34.6 -52.0 0.29
15.0 27.91 3169.6 3162.4 3155.7 0.94 0.47 0.12 -18.8 -34.7 -54.8 0.20
15.5 26.42 3184.2 3176.4 3169.7 0.89 0.52 0.18 -18.7 -34.9 -56.0 0.16
16.0 23.45 3197.5 3189.6 3182.5 0.91 0.46 0.16 -18.8 -34.7 -55.7 0.18
16.5 20.93 3209.3 3201.3 3194.4 0.89 0.51 0.15 -18.5 -35.7 -53.0 0.19
17.0 18.47 3219.9 3211.8 3204.6 0.90 0.48 0.20 -18.6 -35.7 -52.3 0.26
17.5 15.23 3228.7 3221.0 3213.7 0.92 0.48 0.18 -18.5 -36.6 -49.7 0.32
18.0 15.23 3236.7 3228.6 3221.7 0.88 0.52 0.17 -18.3 -36.7 -49.3 0.40

Typical Performance Data           
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