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Voltage Controlled Oscillator

V TUNE FREQ. FREQ PHASE
TUNE SENS PUSH OFFSET NOISE 

(MHz/V) (MHz/V) (KHz) (dBc/Hz)
-55ºC +25ºC +85ºC -55ºC +25ºC +85ºC F2 F3 F4

0.0 46.11 3050.3 3039.4 3028.7 3.27 3.01 2.85 -20.3 -16.6 -51.8 1.21 1 -75
0.3 43.85 3061.8 3051.0 3040.9 3.31 3.03 2.92 -21.5 -18.6 -51.0 0.94 10 -102
0.5 43.27 3072.7 3061.9 3052.2 3.28 3.09 3.02 -22.1 -19.9 -57.5 0.82 100 -123
0.8 43.35 3083.3 3072.7 3063.2 3.31 3.18 3.09 -21.8 -17.6 -56.3 0.70 1000 -143
1.0 44.66 3094.1 3083.6 3074.1 3.33 3.34 3.07 -20.7 -19.8 -56.2 0.65
1.3 46.75 3105.1 3094.7 3084.9 3.38 3.44 3.10 -21.8 -21.2 -57.8 0.63
1.5 47.86 3116.6 3106.4 3095.9 3.41 3.50 3.13 -23.9 -18.5 -54.6 0.64
1.8 47.52 3128.3 3118.4 3107.4 3.42 3.51 3.17 -24.0 -19.1 -54.9 0.67
2.0 47.56 3140.4 3130.3 3119.3 3.39 3.38 3.22 -22.2 -21.1 -50.2 0.72
2.3 48.75 3152.8 3142.2 3131.6 3.37 3.25 3.23 -21.3 -19.6 -58.2 0.82
2.5 50.98 3165.7 3154.4 3144.2 3.40 3.19 3.21 -23.2 -19.0 -52.4 0.99
2.8 53.60 3179.0 3167.1 3157.0 3.44 3.18 3.18 -24.2 -21.6 -57.2 1.21
3.0 56.21 3192.7 3180.5 3170.3 3.47 3.36 3.22 -23.3 -18.8 -61.1 1.49
3.3 57.33 3206.5 3194.6 3184.0 3.48 3.55 3.24 -22.3 -21.5 -65.0 1.87
3.5 56.91 3220.4 3208.9 3197.9 3.50 3.64 3.28 -24.0 -21.3 -67.1 2.33
3.8 53.70 3234.1 3223.1 3211.6 3.53 3.67 3.29 -25.4 -19.5 -62.5 2.75
4.0 51.25 3247.7 3236.5 3225.3 3.51 3.59 3.31 -24.5 -21.4 -65.8 3.14
4.3 49.81 3261.0 3249.4 3238.7 3.54 3.44 3.33 -22.5 -20.9 -66.6 3.47
4.5 48.69 3273.9 3261.8 3251.7 3.56 3.38 3.30 -24.3 -19.5 -66.8 3.82
4.8 49.28 3286.7 3274.0 3264.4 3.59 3.39 3.31 -26.3 -22.6 -62.0 4.15
5.0 48.27 3299.1 3286.3 3276.5 3.59 3.47 3.30 -25.7 -20.6 -57.2 4.34
5.3 46.29 3310.5 3298.4 3288.4 3.58 3.63 3.32 -24.2 -20.5 -55.6 4.39
5.5 44.17 3321.5 3309.9 3299.8 3.51 3.68 3.32 -24.9 -23.1 -55.0 4.30
5.8 41.11 3332.0 3321.0 3310.5 3.47 3.69 3.30 -26.9 -22.2 -53.1 4.06
6.0 38.06 3341.9 3331.3 3320.5 3.47 3.69 3.25 -27.5 -21.2 -57.5 3.71
6.3 35.37 3351.4 3340.8 3329.9 3.47 3.63 3.19 -26.8 -22.2 -58.4 3.34
6.5 32.79 3360.4 3349.6 3338.8 3.44 3.55 3.14 -25.5 -23.4 -56.5 2.93
6.8 30.83 3368.8 3357.8 3347.4 3.43 3.44 3.11 -24.6 -22.8 -57.8 2.54
7.0 30.83 3376.8 3365.5 3355.5 3.40 3.33 3.08 -25.3 -21.0 -56.5 2.19
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