
Voltage Controlled Oscillator ROS-3323C-119+

V TUNE FREQ. FREQ PHASE
TUNE SENS PUSH OFFSET NOISE 

(MHz/V) (MHz/V) (KHz) (dBc/Hz)
-55ºC +25ºC +85ºC -55ºC +25ºC +85ºC F2 F3 F4

0.0 25.47 3108.5 3099.5 3094.5 -0.74 -0.81 -1.09 -16.47 -31.86 -42.67 0.01 1 -80.52
0.5 22.03 3120.9 3112.2 3107.4 -0.64 -0.67 -0.86 -16.55 -30.52 -37.93 0.12 10 -105.98
1.0 20.50 3131.8 3123.2 3118.5 -0.56 -0.56 -0.74 -16.12 -30.07 -43.49 0.15 100 -126.88
1.5 19.86 3141.9 3133.5 3128.8 -0.47 -0.49 -0.67 -16.17 -32.55 -41.64 0.17 1000 -145.98
2.0 19.40 3151.9 3143.4 3138.6 -0.31 -0.40 -0.59 -16.73 -32.58 -41.89 0.18
2.5 19.20 3161.7 3153.1 3148.3 -0.10 -0.24 -0.52 -17.21 -31.43 -47.58 0.18
3.0 19.11 3171.2 3162.7 3157.9 0.18 -0.06 -0.39 -17.17 -32.20 -44.77 0.18
3.5 19.28 3180.8 3172.3 3167.4 0.36 0.15 -0.20 -17.20 -33.60 -46.65 0.17
4.0 19.56 3190.6 3181.9 3177.0 0.52 0.31 0.03 -17.75 -33.82 -48.94 0.17
4.5 19.80 3200.5 3191.7 3186.7 0.70 0.44 0.18 -17.99 -33.28 -46.08 0.17
5.0 20.16 3210.4 3201.6 3196.5 0.81 0.56 0.36 -18.42 -34.01 -51.12 0.17
5.5 20.74 3220.7 3211.7 3206.6 0.87 0.64 0.49 -18.73 -34.89 -50.23 0.17
6.0 21.26 3231.1 3222.0 3216.8 0.92 0.68 0.56 -18.36 -33.98 -50.75 0.17
6.5 21.82 3241.8 3232.7 3227.3 0.96 0.72 0.61 -18.72 -32.97 -50.69 0.18
7.0 22.37 3252.9 3243.6 3238.2 1.03 0.77 0.65 -19.45 -33.96 -53.84 0.18
7.5 23.10 3264.1 3254.8 3249.3 1.24 0.87 0.64 -19.84 -35.37 -51.82 0.19
8.0 23.70 3275.6 3266.3 3260.8 1.44 1.02 0.75 -19.54 -34.27 -57.86 0.20
8.5 24.41 3287.7 3278.2 3272.6 1.59 1.18 0.91 -19.25 -35.34 -52.52 0.22
9.0 25.26 3300.0 3290.4 3284.8 1.71 1.29 1.06 -19.75 -35.21 -58.60 0.24
9.5 26.25 3312.6 3303.0 3297.4 1.76 1.33 1.17 -20.84 -33.08 -54.85 0.26
10.0 27.14 3326.0 3316.1 3310.4 1.77 1.32 1.22 -20.56 -34.08 -56.40 0.29
10.5 28.16 3339.7 3329.7 3323.8 1.72 1.29 1.22 -19.83 -35.73 -53.44 0.32
11.0 29.15 3353.9 3343.8 3337.9 1.74 1.24 1.16 -20.60 -33.25 -56.02 0.36
11.5 30.00 3368.5 3358.4 3352.5 1.87 1.27 1.11 -21.20 -35.85 -47.99 0.39
12.0 30.87 3383.4 3373.3 3367.5 2.03 1.38 1.14 -20.01 -34.61 -52.34 0.41
12.5 31.50 3398.8 3388.8 3382.9 2.11 1.48 1.28 -19.59 -36.70 -55.95 0.43
13.0 32.27 3414.4 3404.5 3398.6 2.10 1.47 1.38 -19.67 -37.35 -63.40 0.41
13.5 33.13 3431.0 3420.7 3414.6 1.94 1.34 1.38 -19.24 -36.80 -56.56 0.33
14.0 33.69 3447.8 3437.2 3431.2 1.77 1.17 1.18 -18.89 -42.25 -62.19 0.17
14.5 33.38 3464.7 3454.1 3448.0 1.69 1.02 0.98 -20.60 -40.33 -67.94 0.02
15.0 33.38 3481.3 3470.8 3464.6 1.78 1.01 0.82 -19.98 -45.65 -64.19 0.22

(MHz) (dBm)

Typical Performance Data           
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