Case Style BJ

BJ937
Outline Dimensions
PCB Land Pattern
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CASE# A B C D E F G H J K L GRAMS
BJ937 .395 520 -- .100 230 110 .100 .047 .065 .065 425 85
(10.03) | (13.21) - (2.54) (5.84) (2.79) (2.54) (1.19) (1.65) (1.65) (10.80) :
Dimensions are in inches (mm). Tolerances: 2Pl. £.01; 3Pl £ .005
Notes:
1. Case material: Plastic.
2. Base material: Printed wiring laminate.
3. Termination finish:
For RoHS Case Styles:  Tin plate over Nickel plate. All models, (+) suffix.
For RoHS-5 Case Styles: Tin-Lead plate. All models, no (+) suffix.
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