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    GM1006 SERIES 

    SMA MALE (CONN-1) 

    SMA MALE (CONN-2) 

Outline Dimensions 
 

GM1006 

CASE STYLE # 
A 

B C D E 
T WEIGHT 

GRAMS FEET METERS FEET METERS 

GM1006-1 1.00 .30 

0.42 

(10.67) 

0.312 

(7.92) 

0.42 

(10.67) 

0.312 

(7.92) 

.06 .02 48 

GM1006-1.5 1.50 .46 .06 .02 58 

  GM1006-1.64 1.64 .50 .06 .02 60 

GM1006-2 2.00 .61 .06 .02 67 

GM1006-3 3.00 .91 .09 .03 87 

  GM1006-3.28 3.28 1.00 .10 .03 92 

GM1006-3.5 3.50 1.07 .11 .03 97 

GM1006-4 4.00 1.22 .12 .04 106 

GM1006-4.92 4.92 1.50 .15 .05 124 

GM1006-5 5.00 1.52 .15 .05 126 

GM1006-6 6.00 1.83 .18 .05 145 

GM1006-6.56 6.56 2.00 .20 .06 156 

GM1006-7 7.00 2.13 .21 .06 165 

GM1006-7.5 7.50 2.29 .23 .07 175 

GM1006-8 8.00 2.44 .24 .07 184 

GM1006-8.2 8.20 2.50 .25 .08 188 

GM1006-9 9.00 2.74 .27 .08 204 

GM1006-9.84 9.84 3.00 .30 .09 220 

GM1006-10 10.00 3.05 .30 .09 223 

GM1006-11 11.00 3.35 .33 .10 243 

GM1006-12 12.00 3.66 .36 .11 262 

Unless otherwise specified dimensions are in inches (mm).   

Tolerances:  2Pl.   .03; 3Pl.  .015 

Note:  
1. Flexible Coaxial Cable. 
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CASE STYLE # 
A 

B C D E 
T WEIGHT 

GRAMS FEET METERS FEET METERS 

GM1006-14 14.00 4.27 

0.42 

(10.67) 

0.312 

(7.92) 

0.42 

(10.67) 

0.312 

(7.92) 

.42 .13 301 

GM1006-15 15.00 4.57 .45 .14 321 

GM1006-16 16.00 4.88 .48 .15 340 

GM1006-16.4 16.40 5.00 .49 .15 348 

GM1006-17 17.00 5.18 .51 .16 360 

GM1006-20 20.00 6.10 .60 .18 418 

GM1006-23 23.00 7.01 .69 .21 477 

GM1006-24 24.00 7.32 .72 .22 496 

GM1006-25 25.00 7.62 .75 .23 516 

GM1006-26 26.00 7.92 .78 .24 535 

GM1006-27 27.00 8.23 .81 .25 555 

GM1006-30 30.00 9.14 .90 .27 613 

GM1006-32 32.00 9.75 .96 .29 652 

GM1006-32.8 32.80 10.00 .98 .30 668 

GM1006-35 35.00 10.67 1.05 .32 711 

GM1006-37 37.00 11.28 1.11 .34 750 

GM1006-39 39.00 11.89 1.17 .36 789 

GM1006-40 40.00 12.19 1.20 .37 808 

GM1006-50 50.00 15.24 1.50 .46 1003 

Unless otherwise specified dimensions are in inches (mm).   

Tolerances:  2Pl.   .03; 3Pl.  .015 


