Case Style GM

Outline Dimensions GM3711
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CASE# B | ¢c1 | 2 E1 | E2 F WEIGHT

FEET |METERS FEET | METERS |(GRAMS)
GM3711—1 | 1.00| 0.30 +.04/-0 [ +.01/-0| 32.0
GM3711—1.5| 1.50 | 0.46 +.04/-0 | +.01/-0| 40.0
GM3711-2 | 2.00| 0.61 +.04/-0 | +.01/-0| 48.5
GM3711-2.5| 2.50| 0.76 +.04/-0 | +.01/-0| 56.0
GM3711-3 | 3.00| 0.91 +.06/-0 | +.02/-0| 63.5
GM3711-3.28 | 3.28| 1.00 .36 .315 - .36 .315 - .205 +.07/-0 | +.02/-0| 68.0
GM3711-3.5| 3.50| 1.07 | (9.14) | (8.00)| - (9.14) | (8.00) | - (5.20) | +.07/-0 | +.02/-0| 71.5
GM3711—4 | 4.00| 1.22 +.08/-0 | +.02/-0| 79.0
GM3711-5 | 5.00| 1.52 +.10/-0 | +.03/-0| 94.0
GM3711-6 | 6.00| 1.83 +.12/-0 | +.04/-0| 109.5
GM3711-6.56 | 6.56 | 2.00 +.13/-0 | +.04/-0| 118.0
GM3711-10|10.00| 3.05 +.20/-0 | +.06/-0| 170.5
GM3711-15 |15.00| 4.57 +.30/-0 | +.09/-0| 246.5

Unless Otherwise Specified dimensions are in inches [mm],
Tolerances: 2 P1.+0.03; 3 P1. £0.015 inches

Notes:

1. "A" Represents Length of Cable.

2. * OVERALL CONNECTOR DIMENSION
[CONNECTOR SHAPE MAY VARY]
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