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Case Style                                 MS

CASE# A B C D E F G H J K L M N P Q 
WT. 

GRAMS 

MS1897 
3.00 

(76.2) 

2.50 

(63.5) 

.85 

(21.6) 

.28 

(7.1) 

.50 

(12.7) 

2.200 

(55.88) 

2.700 

(68.58) 

.188 

(4.76) 

2.50 

(63.5) 

2.125 

(53.98) 

.188 

(4.76) 

.144 

(3.66) 

3.75 

(95.3) 

3.375 

(85.72) 

.100 

(2.54) 
200 

Dimensions are in inches (mm). Tolerances: 2PL. +/- .03; 3PL. +/- .015 

 
Notes:  
1. Case material: Nickel Plated Aluminum. 

 

Outline Dimensions 
 

MS1897 

Instruction for mounting bracket: 
1. Tool required: Phillips head screwdriver 
2. Mount the bracket over threaded holes 

on the bottom side with the fasteners 
provided with the bracket. 
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