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Case Style RQ 
 
 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

   

  

          RQ2535 SERIES 

    2.92mm MALE (CONN-1) 

    2.92mm MALE (CONN-2) 

CASE 

STYLE  # 

A 
B C1 C2 D E1    E2 

                     F   T WEIGHT  

  GRAMS INCH MM 086-AKM+ INCH MM 

RQ2535-3 3.00 76.20 

.36 

(9.14) 

.315 

(8.00) 

-- 

-- 

 

.36 

 (9.14)  

         

.315 

(8.00) 

   -- 

   -- 

                      .104 

                     (2.65) 

.08 2.00 9.64 

RQ2535-4 4.00 101.60 .08 2.00 10.19 

RQ2535-6 6.00 152.40 .08 2.00 11.28 

RQ2535-9 9.00 228.60 .08 2.00 12.92 

RQ2535-12 12.00 304.80 .08 2.00 14.56 

RQ2535-15 15.00 381.00 .15 3.81 16.21 

RQ2535-18 18.00 457.20 .15 3.81 17.85 

RQ2535-24 24.00 609.60 .15 3.81 21.13 

      

      

      

       Unless otherwise specified dimensions are in inches (mm).   

          Tolerances:  2Pl.  ± .03; 3Pl. ± .015 

  

 

 

Note:                                                                                                   
1. 086 Hand-FlexTM   Coaxial Cable.  

2. “A” Represents Length of Cable. 
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