
Voltage Controlled Oscillator                                    JCOS-ED6517A/3

V TUNE FREQ. FREQ PHASE
TUNE SENS PUSH OFFSET NOISE 

(MHz/V) (MHz/V) (KHz) (dBc/Hz)
-55ºC +25ºC +85ºC -55ºC +25ºC +85ºC F2 F3 F4

1.0 10.10 797.2 795.1 793.0 9.68 10.31 10.30 -28.1 -49.2 -50.2 0.14 1 -92
2.0 8.10 805.6 803.2 801.0 9.79 10.39 10.40 -29.0 -50.0 -51.0 0.10 10 -114
3.0 7.70 813.4 810.9 808.5 9.79 10.58 10.62 -29.9 -50.0 -50.5 0.08 100 -135
4.0 7.80 821.4 818.7 816.1 9.71 10.54 10.59 -30.7 -50.7 -50.5 0.05 1000 -153
5.0 8.30 829.9 827.0 824.2 9.96 10.81 10.61 -31.5 -51.0 -50.5 0.01
6.0 9.10 839.3 836.1 833.1 9.80 10.67 10.88 -32.5 -50.0 -50.7 0.05
7.0 10.00 849.5 846.1 842.9 10.03 10.90 10.75 -34.1 -49.9 -51.4 0.10
8.0 10.80 860.5 856.9 853.5 10.14 11.00 11.00 -36.0 -50.0 -50.5 0.19
9.0 11.40 872.0 868.2 864.7 10.36 11.22 11.11 -38.5 -50.2 -49.9 0.23
10.0 11.60 883.7 879.8 876.1 10.49 11.36 11.41 -42.4 -51.9 -49.1 0.28
11.0 11.50 895.2 891.3 887.5 10.34 11.26 11.31 -44.7 -50.4 -47.9 0.38
12.0 11.10 906.3 902.4 898.6 10.03 11.12 11.19 -41.4 -49.3 -46.4 0.41
13.0 10.50 916.7 912.8 909.0 9.97 10.79 10.85 -38.0 -48.8 -45.7 0.44
14.0 9.70 926.3 922.5 918.7 9.79 10.72 10.76 -35.6 -49.1 -47.1 0.47
15.0 8.70 935.0 931.2 927.5 9.74 10.55 10.58 -33.7 -47.5 -47.3 0.48

Typical Performance Data           

FREQUENCY POWER OUTPUT HARMONICS (dBc)
(MHz) (dBm)
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