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Voltage Controlled Oscillator MOS-1510C+

V TUNE FREQ. FREQ PHASE
TUNE SENS PUSH OFFSET NOISE 

(MHz/V) (MHz/V) (kHz) (dBc/Hz)
-40°C +25°C +85°C -40°C +25°C +85°C F2 F3 F4

0.00 11.0 1499.1 1493.5 1491.1 2.5 2.6 2.2 -19.1 -35.1 -45.1 0.6 1 -88
0.25 9.4 1501.6 1496.2 1494.1 2.6 2.6 2.2 -19.3 -35.2 -45.0 0.4 10 -115
0.50 8.5 1503.8 1498.6 1496.5 2.6 2.6 2.2 -19.5 -35.2 -44.8 0.4 100 -136
0.75 8.0 1505.8 1500.7 1498.7 2.6 2.6 2.2 -19.6 -35.5 -44.5 0.3 1000 -156
1.00 7.6 1507.8 1502.7 1500.8 2.6 2.6 2.2 -19.7 -35.5 -43.3 0.2
1.25 7.3 1509.7 1504.6 1502.7 2.7 2.6 2.2 -19.7 -35.8 -44.2 0.2
1.50 7.0 1511.4 1506.4 1504.6 2.7 2.6 2.2 -19.8 -35.9 -45.0 0.1
1.75 6.8 1513.2 1508.1 1506.4 2.7 2.6 2.2 -20.0 -36.1 -45.3 0.1
2.00 6.7 1514.8 1509.8 1508.1 2.8 2.7 2.2 -20.1 -36.1 -46.2 0.1
2.25 6.6 1516.5 1511.5 1509.8 2.8 2.7 2.2 -20.3 -36.2 -47.0 0.1
2.50 6.6 1518.1 1513.1 1511.5 2.9 2.7 2.3 -20.5 -36.2 -47.4 0.1
2.75 6.5 1519.7 1514.8 1513.1 2.9 2.7 2.3 -20.8 -36.0 -48.9 0.1
3.00 6.6 1521.3 1516.4 1514.8 3.0 2.8 2.3 -21.1 -36.0 -49.9 0.1
3.25 6.7 1523.0 1518.1 1516.5 3.0 2.8 2.3 -21.4 -36.5 -51.9 0.1
3.50 6.9 1524.7 1519.8 1518.2 3.0 2.8 2.3 -21.7 -36.9 -55.0 0.1
3.75 6.9 1526.6 1521.5 1519.9 3.0 2.8 2.3 -21.8 -37.7 -57.0 0.1
4.00 6.7 1528.4 1523.2 1521.5 2.9 2.8 2.2 -21.7 -37.7 -55.6 0.2
4.25 6.2 1530.1 1524.9 1523.1 2.8 2.7 2.2 -21.4 -38.1 -53.1 0.3
4.50 5.6 1531.7 1526.4 1524.6 2.8 2.7 2.2 -21.1 -38.0 -50.9 0.3
4.75 5.0 1533.0 1527.8 1526.0 2.8 2.7 2.2 -20.9 -37.9 -49.7 0.3
5.00 4.4 1534.2 1529.1 1527.2 2.7 2.6 2.2 -20.7 -37.4 -49.2 0.4
5.25 3.8 1535.2 1530.2 1528.3 2.7 2.6 2.2 -20.7 -37.4 -49.0 0.4
5.50 3.3 1536.1 1531.1 1529.3 2.7 2.6 2.2 -20.6 -37.1 -48.1 0.4
5.75 2.8 1536.9 1531.9 1530.1 2.7 2.6 2.2 -20.5 -37.1 -47.9 0.3
6.00 2.4 1537.6 1532.6 1530.8 2.7 2.6 2.2 -20.5 -36.9 -48.1 0.3
6.25 2.0 1538.2 1533.2 1531.4 2.7 2.6 2.2 -20.5 -37.0 -47.5 0.3
6.50 1.7 1538.7 1533.7 1532.0 2.7 2.6 2.2 -20.6 -36.8 -47.4 0.2
6.75 1.5 1539.1 1534.2 1532.4 2.7 2.6 2.2 -20.6 -36.7 -47.6 0.2
7.00 1.5 1539.5 1534.5 1532.8 2.7 2.6 2.2 -20.6 -36.5 -47.4 0.1

Typical Performance Data           

FREQUENCY POWER OUTPUT HARMONICS (dBc)
(MHz) (dBm)
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