RF Transformer

NCS2-2702+

Typical Performance Data

AVERAGE INSERTION LOSS*
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*Average Insertion loss above 3dB
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Return Loss (dB)

Phase Unbalance (deg)

INPUT RETURN LOSS
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IF/IRF MICROWAVE COMPONENTS
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