Xtra Long Life
USB/Ethernet RF SPDT Switch

RC-1SPDT-A18
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Xtra Long Life
USB/Ethernet RF SPDT Switch RC-1SPDT-A18

Typical Performance Curves
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Xtra Long Life

USB/Ethernet RF SPDT Switch

RC-1SPDT-A18

Typical Performance Curves
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