Voltage Controlled Oscillator

ROS-ED10351/1

Typical Performance Data

\% TUNE FREQUENCY POWER OUTPUT HARMONICS (dBc) FREQ. FREQ PHASE
TUNE SENS (MHz) (dBm) PUSH OFFSET NOISE
(MHz/V) (MHz/V) (KHz) (dBc/Hz)
-55°C +25°C +85°C -55°C +25°C +85°C F2 F3 F4
05 73.02 973.0 | 949.8 | 9249 | 591 5.78 548 | -172 | -20.9 | -385 0.28 1 -70
1.0 67.72 | 1008.0 | 983.7 | 958.6 | 6.53 6.58 573 | -159 | -20.3 | -34.5 0.70 10 -94
15 64.26 | 1041.8 | 10158 | 9906 | 6.94 | 686 | 6.33 | -147 | -20.3 | -31.5 1.14 100 -114
2.0 62.72 | 1074.3 | 1047.2 | 1021.6 | 6.83 7.15 6.44 | -13.7 | -19.7 | -29.6 1.60 1000 -134
25 60.64 | 11045 | 10775 | 10522 | 7.06 | 694 | 652 | -13.2 | -19.7 | -28.6 2.18
3.0 58.22 | 1133.7 | 1106.6 | 10823 | 7.36 | 7.11 | 6.15 | -13.3 | -20.7 | -27.9 2.30
35 58.00 | 1163.4 | 11356 | 11124 | 762 | 733 | 637 | -13.9 | -22.7 | -28.1 2.38
4.0 58.74 | 1193.0 | 1165.0 | 11427 | 772 | 752 | 6.62 | -148 | -25.6 | -27.5 2.38
45 58.88 | 12229 | 1194.4 | 11732 | 7.48 | 749 | 6586 | -157 | -28.1 | -26.9 2.46
5.0 59.96 | 1253.3 | 1224.4 | 12038 | 739 | 7.18 | 6.64 | -16.7 | -29.7 | -26.9 2.60
5.5 61.32 | 1283.4 | 1255.1 | 1235.2 | 7.46 | 6.97 | 6.42 | -17.9 | -28.0 | -26.9 2.64
6.0 62.58 | 1314.6 | 1286.3 | 1267.3 | 7.90 | 7.03 | 6.18 | -19.3 | -25.0 | -26.1 2.62
6.5 64.06 | 1346.5 | 1318.4 | 12998 | 8.02 | 7.49 | 655 | -20.8 | -225 | -25.3 2.70
7.0 65.62 | 1378.8 | 1351.2 | 13330 | 7.92 | 752 | 6.78 | -22.6 | -20.6 | -25.1 2.74
7.5 66.24 | 1411.4 | 1384.3 | 1366.8 | 7.47 | 733 | 6.81 | -25.1 | -19.1 | -26.1 2.80
8.0 66.70 | 14443 | 1417.7 | 1401.1 | 7.30 | 6.90 | 6.32 | 275 | -18.4 | -26.6 2.94
8.5 68.28 | 1477.2 | 1451.8 | 1436.7 | 743 | 6.74 | 599 | -274 | -175 | -27.9 3.16
9.0 7212 | 1511.3 | 14879 | 14740 | 7.70 | 7.08 | 6.01 | -27.1 | -17.6 | -28.8 3.44
9.5 76.50 | 1548.4 | 1526.1 | 15120 | 7.36 | 7.08 | 631 | -269 | -17.8 | -31.0 3.52
10.0 76.76 | 1586.3 | 1564.5 | 1550.0 | 6.83 | 6.67 | 6.05 | -28.2 | -17.2 | -33.6 3.52
10.5 74.96 | 1623.3 | 1602.0 | 1587.6 | 6.72 | 6.21 | 548 | -29.8 | -17.0 | -36.7 3.76
11.0 73.96 | 1660.0 | 1638.9 | 16249 | 6.95 | 6.32 | 540 | -31.3 | -17.0 | -38.2 4.12
115 72.72 | 1696.0 | 1675.3 | 1662.0 | 7.10 | 6.60 | 558 | -32.8 | -17.2 | -38.7 4.74
12.0 7248 | 17316 | 17115 | 16988 | 6.63 | 6.41 | 568 | -33.6 | -16.7 | -43.1 5.10
12,5 7176 | 1766.8 | 1747.4 | 1735.1 | 6.34 | 6.00 | 517 | -34.9 | -16.4 | -46.4 5.42
13.0 70.36 | 1801.4 | 1782.6 | 17706 | 6.31 | 574 | 484 | -36.0 | -16.2 | -46.9 5.62
135 68.80 | 1835.3 | 1817.0 | 1805.2 | 6.60 | 5.87 | 4.82 | -37.2 | -16.0 | -48.0 5.72
14.0 67.04 | 1868.5 | 1850.5 | 18389 | 6.64 | 6.08 | 5.05 | -36.4 | -16.1 | -49.0 5.78
145 65.02 | 1900.7 | 1883.0 | 18714 | 6.35 | 589 | 5.00 | -33.8 | -16.1 | -46.7 5.70
15.0 62.74 | 1932.0 | 1914.4 | 19028 | 6.05 | 552 | 4.62 | -31.1 | -16.1 | -45.8 5.50
15.5 60.50 | 1962.2 | 1944.7 | 19330 | 598 | 531 | 433 | -28.9 | -16.6 | -45.7 5.26
16.0 57.90 | 1991.0 | 1973.6 | 1961.9 | 6.23 | 538 | 427 | 272 | -16.9 | -44.1 4.94
16.5 55.24 | 20185 | 2001.2 | 19895 | 656 | 563 | 4.48 | -259 | -17.4 | -43.2 4.60
17.0 52.62 | 2044.6 | 20275 | 20158 | 659 | 587 | 475 | -244 | -18.4 | -42.3 4.16
17.5 50.14 | 2069.3 | 2052.6 | 2041.0 | 6.37 | 574 | 480 | -23.7 | -19.3 | -425 3.70
18.0 47.68 | 20925 | 2076.4 | 2065.1 | 6.18 | 5.48 | 454 | -22.8 | -20.0 | -42.9 3.16
18.5 4518 | 2114.2 | 2099.0 | 2088.0 | 6.11 | 525 | 4.22 | -22.3 | -20.4 | -43.0 2.52
19.0 42.94 | 2134.7 | 21205 | 2110.0 | 6.23 | 519 | 4.06 | -21.9 | -20.7 | -43.8 1.84
19.5 40.98 | 2154.1 | 2141.0 | 2131.1 | 6.54 5.27 4.02 | -21.7 | -21.3 | -43.1 1.20
20.0 39.36 | 2172.3 | 2160.7 | 21514 | 685 | 553 | 4.15 | -21.6 | -22.0 | -42.9 0.56
20.5 38.00 | 2189.7 | 2179.7 | 21708 | 7.07 | 577 | 439 | -22.0 | -23.1 | -404 0.00
21.0 36.98 | 2206.5 | 2198.2 | 21895 | 7.09 | 579 | 450 | -22.6 | -24.2 | -38.0 0.44
215 36.16 | 2223.3 | 2216.2 | 22075 | 6.93 | 564 | 443 | -23.4 | -255 | -37.0 0.84
22.0 35.40 | 2240.3 | 22339 | 22249 | 663 | 533 | 424 | -242 | -26.9 | -36.6 1.00
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