
Voltage Controlled Oscillator                                    ROS-ED11420/1

V TUNE FREQ. FREQ PHASE
TUNE SENS PUSH OFFSET NOISE 

(MHz/V) (MHz/V) (KHz) (dBc/Hz)
-55ºC +25ºC +85ºC -55ºC +25ºC +85ºC F2 F3 F4

1.0 23.12 1797.5 1792.3 1786.9 -1.10 0.30 0.67 -23.9 -36.3 -51.5 0.75 1 -83
2.0 31.65 1825.2 1819.0 1812.7 -1.61 0.06 0.57 -25.0 -35.5 -46.6 1.01 10 -108
3.0 39.32 1863.1 1855.3 1847.9 -1.90 -0.02 0.61 -26.5 -34.6 -41.1 0.81 100 -128
4.0 29.21 1899.5 1891.2 1883.4 -1.75 0.14 0.77 -23.8 -35.0 -36.9 0.62 1000 -148
5.0 15.19 1921.0 1913.2 1905.7 -1.58 0.31 0.88 -21.5 -33.5 -32.9 0.62
6.0 7.50 1931.5 1924.3 1917.1 -1.48 0.32 0.90 -20.5 -32.9 -32.7 0.23

(MHz) (dBm)

Typical Performance Data     

FREQUENCY POWER OUTPUT HARMONICS (dBc)

REV. X1
ROS-ED11420/1
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