Voltage Controlled Oscillator

ROS-ED7473/5

Typical Performance Data

\% TUNE FREQUENCY POWER OUTPUT HARMONICS (dBc) FREQ. FREQ PHASE
TUNE SENS (MHz) (dBm) PUSH OFFSET NOISE
(MHz/V) (MHz/V) (KHz) | (dBc/Hz)
-55°C +25°C +85°C -55°C +25°C +85°C F2 F3 F4
1.0 192.60 | 1558.3 | 1517.6 | 14927 | 807 | 7.24 | 625 | -138 | -28.9 | -32.9 0.28 1 -63
2.0 159.80 | 1707.7 | 1677.4 | 1658.4 | 7.60 7.15 6.41 | -185 | -23.7 | -37.7 0.83 10 -90
3.0 146.00 | 1849.9 | 1823.4 | 18076 | 754 | 700 | 6.29 | -158 | -24.9 | -43.0 1.44 100 -113
4.0 128.10 | 1976.7 | 1951.5 | 1935.7 | 7.49 6.86 6.06 | -155 | -25.7 | -48.0 1.98 1000 -133
5.0 107.90 | 2084.1 | 2059.4 | 2043.0 | 738 | 663 | 579 | -165 | -285 | -39.0 1.99
6.0 88.60 | 2172.8 | 2148.0 | 2130.7 | 725 | 632 | 545 | -172 | -31.1 | -35.6 1.58
7.0 7140 | 22439 | 22194 | 22018 | 7.00 | 6.06 | 520 | -179 | -33.8 | -37.4 1.19
8.0 58.10 | 2302.0 | 22775 | 22588 | 6.76 | 576 | 4.84 | -23.0 | -33.8 | -35.8 0.53
9.0 46.40 | 2348.6 | 2323.8 | 23054 | 655 | 553 | 456 | -18.1 | -341 | -355 0.29
10.0 | 39.00 | 23885 | 2362.8 | 23435 | 6.19 | 525 | 430 | -185 | -35.1 | -36.4 0.12
11.0 | 33.20 | 2420.8 | 2396.0 | 2376.7| 6.05 | 500 | 3.94 | -184 | -37.2 | -37.1 0.09
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