Voltage Controlled Oscillator

ROS-ED9270/2

Typical Performance Data

\% TUNE FREQUENCY POWER OUTPUT HARMONICS (dBc) FREQ. FREQ PHASE
TUNE SENS (MHz) (dBm) PUSH OFFSET NOISE
(MHz/V) (MHz/V) (KHz) (dBc/Hz)
-55°C +25°C +85°C -55°C +25°C +85°C F2 F3 F4
0.2 17.49 859.1 | 855.3 | 851.0 | 2.22 2.53 264 | 377 | -35.2 | -436 0.26 1 -88
0.4 16.15 862.0 | 858.3 | 854.0 | 2.30 2.61 273 | 372 | -348 | -43.3 0.26 10 -110
0.5 1520 | 8646 | 861.0 | 8568 | 237 | 270 | 282 | -37.4 | -34.9 | -41.8 0.27 100 -130
0.7 14.68 867.3 | 863.6 | 859.4 | 2.45 2.77 290 | 371 | -342 | -413 0.33 1000 -150
0.9 1431 | 869.8 | 866.2 | 862.0 | 252 | 284 | 298 | -36.8 | -34.4 | -41.4 0.33
1.1 1393 | 8723 | 868.7 | 8645 | 259 | 291 | 3.05 | -36.5 | -34.0 | -41.0 0.33
1.3 1357 | 8747 | 8712 | 8669 | 264 | 298 | 312 | -36.2 | -34.0 | -40.6 0.28
1.4 1351 | 877.1 | 8736 | 869.4 | 270 | 3.04 | 3.18 | -36.1 | -33.8 | -39.5 0.33
1.6 1332 | 8796 | 876.0 | 8718 | 2.74 | 3.09 | 325 | -36.1 | -33.9 | -39.2 0.33
1.8 1333 | 882.0 | 8784 | 8742 | 279 | 3.14 | 330 | -356 | -33.6 | -38.1 0.33
2.0 1332 | 884.4 | 8808 | 8765 | 283 | 3.19 | 335 | -354 | -335 | -38.0 0.33
2.2 1327 | 886.8 | 8832 | 8789 | 287 | 322 | 340 | -354 | -33.3 | -37.2 0.33
2.3 1332 | 889.2 | 8856 | 8813 | 2.90 | 3.26 | 3.44 | -347 | -33.0 | -37.1 0.33
2.5 1333 | 8916 | 888.0 | 883.7 | 293 | 329 | 348 | -346 | -33.1 | -36.0 0.33
2.7 1332 | 894.1 | 890.4 | 886.0 | 296 | 333 | 351 | -345 | -33.0 | -35.6 0.27
2.9 1339 | 8965 | 892.8 | 888.4 | 2.99 | 335 | 354 | -345 | -32.8 | -35.6 0.33
3.1 1338 | 8989 | 8952 | 890.8 | 3.02 | 339 | 358 | -342 | -32.7 | -34.7 0.34
3.2 1332 | 901.3 | 897.6 | 8932 | 3.06 | 3.42 | 3.60 | -339 | -32.6 | -34.2 0.28
3.4 13.20 | 903.7 | 900.0 | 8955 | 3.10 | 3.45 | 3.63 | -33.8 | -32.4 | -335 0.27
3.6 1321 | 906.1 | 902.3 | 8979 | 3.14 | 3.49 | 366 | -336 | -32.2 | -33.1 0.28
3.8 13.01 | 908.4 | 904.7 | 900.2 | 3.19 | 353 | 369 | -33.7 | -321 | -325 0.29
4.0 1291 | 9108 | 907.0 | 9025 | 325 | 357 | 372 | -33.7 | -323 | -32.3 0.22
4.1 12.78 | 913.1 | 909.3 | 9048 | 331 | 362 | 3.76 | -33.8 | -32.2 | -31.6 0.22
4.3 1248 | 9153 | 9116 | 907.1 | 337 | 3.68 | 3.80 | -33.6 | -31.9 | -31.2 0.17
45 1233 | 9175 | 913.8 | 909.3 | 3.44 | 3.74 | 385 | -33.7 | -32.2 | -31.2 0.17
4.7 12.09 | 919.7 | 9159 | 9114 | 351 | 3.79 | 3.90 | -33.8 | -32.0 | -31.1 0.23
4.9 11.87 | 921.8 | 9181 | 9135 | 357 | 3586 | 396 | -33.7 | -31.7 | -30.5 0.23
5.0 1153 | 9239 | 920.2 | 9156 | 365 | 3.93 | 401 | -335 | -31.9 | -29.7 0.23
5.2 1132 | 926.0 | 9222 | 9177 | 372 | 3.99 | 415 | -33.9 | -31.8 | -29.5 0.23
5.4 11.09 | 928.0 | 9242 | 9196 | 3.79 | 4.06 | 413 | -33.8 | -31.7 | -29.2 0.23
5.6 10.75 | 9299 | 926.1 | 9215 | 384 | 412 | 418 | -33.8 | -31.7 | -29.0 0.24
5.8 1044 | 931.8 | 928.0 | 923.4 | 390 | 419 | 425 | -340 | -31.5 | -28.8 0.23
5.9 10.28 | 9336 | 929.9 | 9252 | 3.96 | 4.24 | 430 | -340 | -31.7 | -28.6 0.23
@ INTERNET http:// t: @W REV. X1
- - - - SSAanww . minicircuits.com
m M I n I -CI rcu Its P.O. Box 350166, Brooklyn, New York 11 2;5-0003 (718) 934-4500 Fax (718) 332-4661 ROS-ED9270/2
Distribution Centers NORTH AMERICA 800-654-7949 « 417-335-5935 < Fax 417-335-5945 « EUROPE 44-1252-832600 « Fax 44-1252-837010 060529
\Mini-Circuits 1SO 9001 & IS0 14001 Certified. Page 1 of 2



