
Voltage Controlled Oscillator                                    ROS-ED9281/1

V TUNE FREQ. FREQ PHASE
TUNE SENS PUSH OFFSET NOISE 

(MHz/V) (MHz/V) (KHz) (dBc/Hz)
-55ºC +25ºC +85ºC -55ºC +25ºC +85ºC F2 F3 F4

0.5 69.94 3046.9 3027.4 3003.9 5.81 5.63 5.25 -24.1 -39.0 -48.2 2.16 1 -70
1.0 58.02 3075.6 3056.4 3032.8 6.02 5.61 5.43 -23.1 -36.9 -47.8 2.30 10 -95
1.5 51.48 3100.7 3082.2 3058.8 6.18 5.88 5.41 -22.5 -36.8 -47.3 2.33 100 -115
2.0 46.10 3123.8 3105.2 3082.8 6.20 5.98 5.66 -21.7 -35.0 -45.6 2.31 1000 -135
2.5 43.14 3145.9 3126.8 3104.7 6.26 6.02 5.75 -20.4 -34.4 -45.3 2.36
3.0 42.04 3167.5 3147.8 3125.4 6.25 6.11 5.79 -19.9 -34.7 -45.5 2.45
3.5 41.20 3188.2 3168.4 3145.5 6.12 6.07 5.85 -18.8 -33.4 -44.7 2.55
4.0 40.16 3208.1 3188.5 3165.4 6.45 5.96 5.88 -17.8 -32.7 -45.2 2.50
4.5 38.56 3227.6 3207.8 3185.0 6.59 6.29 5.69 -17.4 -33.1 -43.2 2.50
5.0 37.48 3246.9 3226.5 3204.0 6.49 6.45 5.96 -16.8 -33.0 -44.2 2.50
5.5 37.40 3266.6 3245.2 3222.7 6.41 6.32 6.18 -16.3 -31.3 -45.5 2.60
6.0 37.84 3286.1 3264.1 3241.1 6.65 6.23 6.14 -16.0 -31.5 -44.6 2.65
6.5 38.44 3305.2 3283.3 3259.6 6.96 6.47 6.00 -15.2 -30.6 -43.6 2.66
7.0 37.98 3324.3 3302.3 3278.4 7.09 6.75 6.15 -14.8 -29.9 -44.7 2.66
7.5 37.34 3343.4 3321.0 3297.1 6.94 6.97 6.39 -15.5 -28.9 -44.3 2.69
8.0 36.74 3363.0 3339.4 3315.8 6.82 6.87 6.63 -15.5 -29.8 -42.6 2.65
8.5 36.96 3382.8 3357.9 3334.0 7.12 6.68 6.59 -15.5 -30.0 -47.5 2.70
9.0 37.96 3401.5 3376.8 3352.1 7.49 6.70 6.39 -15.3 -31.9 -47.4 2.65
9.5 37.28 3419.6 3395.5 3370.7 7.85 7.01 6.20 -14.9 -33.7 -47.4 2.51

10.0 35.94 3437.3 3413.4 3389.4 8.04 7.39 6.36 -15.0 -36.1 -47.7 2.29
10.5 34.66 3454.6 3430.8 3407.4 7.94 7.62 6.63 -15.1 -38.8 -48.2 2.24
11.0 33.32 3471.8 3447.4 3424.6 7.75 7.60 6.95 -15.4 -40.9 -49.7 2.06
11.5 32.38 3488.1 3463.6 3440.8 7.56 7.33 6.99 -15.6 -42.3 -49.4 1.96
12.0 30.68 3503.2 3479.0 3456.0 7.57 7.09 6.78 -15.7 -43.7 -48.8 1.86
12.5 27.96 3516.9 3492.9 3470.0 7.63 6.99 6.46 -16.2 -44.6 -48.8 1.69
13.0 25.00 3529.0 3505.4 3482.8 7.75 6.97 6.20 -16.5 -44.4 -49.4 1.64
13.5 21.66 3539.7 3516.3 3494.1 7.78 7.04 6.10 -16.8 -43.7 -49.3 1.52
14.0 18.72 3549.2 3525.6 3503.8 7.75 7.09 6.08 -17.2 -45.0 -49.0 1.51
14.5 16.36 3557.6 3533.8 3512.2 7.71 7.14 6.06 -17.7 -44.4 -49.5 1.45
15.0 14.02 3564.8 3540.8 3519.5 7.67 7.13 6.10 -18.3 -44.1 -48.7 1.45
15.5 12.22 3571.2 3546.9 3525.8 7.60 7.11 6.09 -18.7 -44.6 -48.7 1.46
16.0 10.96 3576.9 3552.4 3531.3 7.53 7.08 6.06 -19.0 -45.6 -49.6 1.45

(MHz) (dBm)

Typical Performance Data     

FREQUENCY POWER OUTPUT HARMONICS (dBc)
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