Voltage Controlled Oscillator

ROS-EDR10567

Typical Performance Data

\% TUNE FREQUENCY POWER OUTPUT HARMONICS FREQ. FREQ PHASE
TUNE | SENS (MHz) (dBm) (dBc) PUSH OFFSET | NOISE
(MHz/V) (MHz/V) (KHz) (dBc/Hz)
-55°C +25°C +85°C -55°C +25°C +85°C F2 F3 F4
0.0 50.34 1980.1 | 1973.9 | 1968.3 3.27 2.87 251 | -25.56 | -30.89 | -22.20 1.86 1 -75
0.5 46.95 2005.1 | 1999.1 | 1994.0 341 3.14 2.77 | -26.17 | -38.03 | -23.89 2.34 10 -103
1.0 45.71 2028.7 | 2022.5 | 2017.4 3.19 3.16 291 | -25.28 | -41.17 | -26.61 1.74 100 -126
15 44.82 2051.6 | 2045.4 | 2040.1 3.04 2.97 2.78 | -24.23 | -38.44 | -28.88 1.41 1000 -147
2.0 44.54 2074.0 | 2067.8 | 2062.4 3.17 3.04 2.80 | -23.64 | -36.61 | -31.67 1.21
25 44.45 2096.5 | 2090.1 | 2084.5 3.39 3.23 294 | -23.25] -35.68 | -35.37 1.09
3.0 45.36 2119.0 | 2112.3 | 2106.6 3.57 3.50 3.18 | -23.15 | -34.67 | -37.56 0.99
35 45.45 2142.0 | 2135.0 | 2128.9 3.38 3.44 3.25 | -23.19 | -33.71 | -38.03 0.88
4.0 44.24 2164.6 | 2157.7 | 2151.6 3.50 3.33 3.03 | -23.19 | -32.61 | -38.84 0.76
4.5 44.61 2187.0 | 2179.8 | 2173.7 3.90 3.71 3.27 | -23.09 | -32.98 | -40.17 0.69
5.0 44.86 2209.7 | 2202.1 | 2195.6 3.87 3.86 3.56 | -23.48 | -32.99 | -41.87 0.61
55 43.93 2232.2 | 2224.6 | 2217.9 3.95 3.82 3.48 | -23.54 | -32.19 | -43.59 0.52
6.0 43.69 2254.3 | 2246.5 | 2239.9 4.04 4.00 3.62 | -23.86 | -32.08 | -44.20 0.44
6.5 42.97 2276.3 | 2268.4 | 2261.5 4.18 4.07 3.68 | -23.62 | -31.59 | -45.28 0.37
7.0 43.12 2298.1 | 2289.9 | 2282.9 4.31 4.24 3.83 | -23.81 | -31.09 | -46.72 0.30
75 42.27 2319.8 | 2311.4 | 2304.2 4.19 4.21 3.92 | -23.17 | -30.54 | -47.03 0.23
8.0 41.14 2340.9 | 2332.6 | 23255 4.41 4.27 3.85 | -22.86 | -29.63 | -49.66 0.17
8.5 41.46 2361.7 | 2353.1 | 2346.0 4.63 4.59 410 | -23.46 | -30.13 | -51.70 0.11
9.0 40.97 2382.7 | 2373.9 | 2366.4 4.49 4.56 4.28 | -22.44 | -29.48 | -52.39 0.05
9.5 39.37 2402.9 | 2394.3 | 2387.0 457 4.46 413 | -21.68 | -28.89 | -51.80 0.00
10.0 38.95 2422.7 | 2414.0 | 2406.8 4.87 4.72 4.24 | -21.28 | -27.88 | -52.56 0.03
105 38.56 2442.4 | 2433.5 | 2426.1 4.98 4.93 449 | -21.12 | -26.98 | -54.20 0.06
11.0 37.87 2461.7 | 2452.8 | 2445.4 4.94 4.97 4.60 | -21.25| -27.25 | -53.91 0.08
115 36.89 2480.6 | 2471.7 | 2464.3 4.90 4.90 456 | -21.35| -26.91 | -52.57 0.09
12.0 34.87 2498.8 | 2490.2 | 2482.8 4.96 4.80 4.47 | -20.04 | -26.59 | -54.42 0.06
125 33.12 2516.1 | 2507.6 | 2500.5 5.25 4.97 451 | -19.72 | -26.88 | -54.72 0.01
13.0 32.41 2532.8 | 2524.2 | 2517.2 5.43 5.26 4.76 | -20.08 | -27.10 | -56.81 0.04
135 31.23 2549.3 | 2540.4 | 2533.2 5.29 5.33 4,97 | -19.43 | -26.42 | -58.01 0.11
14.0 28.55 2564.6 | 2556.0 | 2548.8 5.21 5.18 4.88 | -18.88 | -25.68 | -57.44 0.18
145 25.67 2578.6 | 2570.2 | 2563.3 5.25 5.10 4.76 -18.2 -25.8 -58.5 0.23
15.0 23.24 2591.3 | 2583.1 | 2576.4 5.38 5.17 4.73 -18.1 -24.8 -58.5 0.28
155 20.91 2602.9 | 2594.7 | 2588.1 5.38 5.23 4.82 -17.8 -25.1 -58.0 0.28
16.0 18.90 2613.5 | 2605.2 | 2598.5 5.32 5.21 4.85 -17.6 -24.4 -56.9 0.27
16.5 16.29 2622.8 | 2614.6 | 2607.8 5.30 5.15 4.82 -17.9 -24.4 -57.8 0.22
17.0 1431 2630.9 | 2622.7 | 2616.2 5.20 5.13 4.76 -18.2 -23.9 -58.6 0.17
175 12.62 2638.1 | 2629.9 | 2623.4 5.08 5.05 4.74 -17.8 -23.7 -57.1 0.10
18.0 12.62 2644.6 | 2636.2 | 2629.6 4.96 4.95 4.67 -17.9 -23.5 -58.3 0.04
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