
Voltage Controlled Oscillator                                    ROS-EDR4578

V TUNE FREQ. FREQ PHASE
TUNE SENS PUSH OFFSET NOISE 

(MHz/V) (MHz/V) (KHz) (dBc/Hz)
-55ºC +25ºC +85ºC -55ºC +25ºC +85ºC F2 F3 F4

0.5 131.30 2237.0 2214.1 2187.6 6.07 6.38 5.61 -16.0 -35.9 -41.4 -0.06 1 -61
1.0 116.90 2296.1 2272.1 2242.4 6.65 6.52 6.19 -16.5 -37.7 -38.3 0.13 10 -88
1.5 118.50 2355.1 2331.1 2298.1 6.15 6.68 6.43 -16.1 -41.2 -36.3 0.26 100 -111
2.0 111.00 2411.5 2386.1 2357.9 6.67 6.58 6.03 -16.5 -42.9 -36.2 0.13 1000 -131
2.5 123.60 2469.1 2447.2 2412.6 6.91 6.62 6.34 -17.1 -34.6 -37.8 -0.26
3.0 126.30 2528.5 2510.5 2471.9 7.52 6.58 6.08 -17.2 -30.1 -39.1 -0.96
3.5 109.10 2589.0 2567.9 2530.4 7.13 6.86 6.11 -18.5 -30.7 -39.8 -1.60
4.0 100.20 2644.7 2619.3 2593.5 6.27 6.42 5.76 -18.1 -31.9 -39.9 -2.75
4.5 104.20 2693.0 2675.9 2647.2 6.22 5.62 5.18 -18.1 -30.4 -39.1 -2.82
5.0 88.60 2740.4 2726.1 2692.7 6.18 4.56 5.20 -18.5 -30.9 -39.5 -2.82

(MHz) (dBm)

Typical Performance Data     

FREQUENCY POWER OUTPUT HARMONICS (dBc)

REV. X1
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