
Voltage Controlled Oscillator                                    ROS-EDR5951

V TUNE FREQ. FREQ PHASE
TUNE SENS PUSH OFFSET NOISE 

(MHz/V) (MHz/V) (KHz) (dBc/Hz)
-55ºC +25ºC +85ºC -55ºC +25ºC +85ºC F2 F3 F4

0.3 14.07 670.7 668.9 667.2 -0.28 0.34 0.36 -19.7 -63.8 -44.7 -0.32 1 -90
0.5 12.60 673.8 672.1 670.3 -0.29 0.34 0.36 -19.8 -63.1 -44.3 -0.34 10 -111
0.8 11.68 676.8 675.0 673.2 -0.29 0.34 0.36 -19.8 -63.7 -44.2 -0.35 100 -132
1.0 11.06 679.5 677.8 676.0 -0.28 0.35 0.39 -19.8 -63.3 -43.9 -0.36 1000 -147
1.3 10.65 682.2 680.4 678.6 -0.27 0.35 0.40 -19.9 -62.6 -43.9 -0.38
1.5 10.34 684.8 683.0 681.1 -0.29 0.34 0.41 -19.9 -62.9 -43.7 -0.38
1.8 10.14 687.4 685.6 683.6 -0.30 0.35 0.41 -20.0 -63.9 -43.2 -0.39
2.0 10.02 689.9 688.1 686.1 -0.31 0.35 0.41 -20.1 -64.5 -43.4 -0.40
2.3 9.96 692.5 690.6 688.5 -0.31 0.33 0.42 -20.2 -63.1 -43.1 -0.40
2.5 9.95 695.0 693.0 690.9 -0.32 0.33 0.41 -20.3 -63.6 -43.2 -0.42
2.8 10.00 697.5 695.5 693.4 -0.32 0.32 0.42 -20.3 -62.3 -42.9 -0.42
3.0 10.04 700.1 698.1 695.8 -0.33 0.30 0.41 -20.3 -63.4 -42.7 -0.42
3.3 10.12 702.7 700.6 698.3 -0.33 0.30 0.38 -20.5 -62.7 -42.9 -0.42
3.5 10.28 705.4 703.2 700.8 -0.32 0.30 0.39 -20.6 -63.4 -43.0 -0.43
3.8 10.46 708.1 705.8 703.3 -0.32 0.32 0.39 -20.7 -62.4 -42.7 -0.43
4.0 10.65 710.8 708.4 705.9 -0.31 0.32 0.40 -20.8 -62.2 -42.3 -0.43
4.3 10.85 713.6 711.1 708.6 -0.29 0.34 0.40 -20.9 -60.5 -42.2 -0.44
4.5 11.11 716.4 713.9 711.3 -0.26 0.34 0.42 -21.0 -60.1 -42.3 -0.44
4.8 11.34 719.3 716.8 714.0 -0.24 0.36 0.43 -21.2 -59.4 -42.1 -0.44
5.0 11.63 722.3 719.7 716.9 -0.24 0.38 0.44 -21.2 -59.3 -42.0 -0.43
5.3 11.96 725.4 722.7 719.8 -0.20 0.40 0.45 -21.4 -57.4 -41.7 -0.42
5.5 12.32 728.5 725.7 722.8 -0.22 0.40 0.49 -21.6 -57.2 -41.8 -0.42
5.8 12.62 731.7 728.9 725.9 -0.20 0.40 0.45 -21.8 -56.3 -41.8 -0.41
6.0 12.96 735.1 732.1 729.0 -0.19 0.41 0.47 -21.9 -56.1 -41.8 -0.39
6.3 13.31 738.5 735.5 732.3 -0.19 0.41 0.45 -21.9 -54.7 -41.9 -0.38
6.5 13.66 742.0 738.9 735.6 -0.20 0.41 0.46 -21.9 -53.8 -42.3 -0.36
6.8 13.99 745.5 742.4 739.0 -0.20 0.41 0.46 -22.0 -53.2 -42.1 -0.35
7.0 14.24 749.1 745.9 742.5 -0.20 0.41 0.46 -22.1 -52.0 -42.3 -0.33

(MHz) (dBm)

Typical Performance Data     

FREQUENCY POWER OUTPUT HARMONICS (dBc)
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