Voltage Controlled Oscillator

ROS-EDR5999

Typical Performance Data

\% TUNE FREQUENCY POWER OUTPUT HARMONICS (dBc) FREQ. FREQ PHASE
TUNE SENS (MHz) (dBm) PUSH OFFSET NOISE
(MHz/V) (MHz/V) (KHz) (dBc/Hz)
-55°C +25°C +85°C -55°C +25°C +85°C F2 F3 F4
0.3 3456 | 2254.7 | 2241.2 | 22309 | 695 | 593 | 388 | -220 | -31.0 | -299 | -1.60 1 -80
0.5 32.05 | 2262.7 | 2249.2 | 2239.2 | 7.01 6.00 | 408 | -215 | -30.3 | -29.5 -1.57 10 -101
0.8 30.62 | 22705 | 2256.8 | 22469 | 7.17 | 598 | 421 | -210 | -29.8 | -289 | -1.55 100 -121
1.0 30.42 | 2278.1 | 2264.4 | 2254.4 | 7.24 6.03 425 | -21.3 | -30.1 | -29.2 -1.60 1000 -141
1.3 30.71 | 22858 | 2272.1 | 2261.7 | 732 | 6.16 | 425 | -21.3 | -30.2 | -29.3 | -1.56
15 30.51 | 2293.7 | 2279.7 | 2269.3 | 7.39 | 625 | 432 | -21.2 | 299 | -29.2 | -1.54
1.8 31.01 | 2301.6 | 22875 | 2277.0 | 7.39 | 633 | 447 | 210 | -29.7 | -29.2 | -154
2.0 31.66 | 2309.6 | 2295.4 | 2284.8 | 7.38 | 6.39 | 460 | -205 | -295 | -29.1 | -1.54
2.3 32.21 | 2317.9 | 23035 | 2292.7| 754 | 638 | 470 | -200 | -28.7 | -29.1 | -1.53
25 32.78 | 2326.4 | 2311.7 | 2300.7 | 766 | 6.39 | 476 | -203 | -28.8 | -29.6 | -1.57
2.8 35.00 | 2335.1 | 2320.4 | 23089 | 7.70 | 650 | 472 | -21.1 | -29.8 | -299 | -1.63
3.0 35.28 | 2344.0 | 2329.2 | 23174 | 760 | 655 | 471 | -21.2 | -29.3 | -30.0 | -1.61
3.3 35.59 | 2353.1 | 2338.1 | 23264 | 757 | 651 | 475 | 207 | -285 | -30.2 | -1.64
35 36.05 | 2362.4 | 2347.1 | 23354 | 7.70 | 6.40 | 478 | 201 | -279 | -30.0 | -1.68
3.8 37.48 | 2371.7 | 2356.5 | 23443 | 7.75 | 645 | 475 | -205 | -28.0 | -30.6 | -1.80
4.0 37.82 | 2381.1 | 2366.0 | 2353.3 | 7.80 | 657 | 468 | -205 | -279 | -306 | -1.81
4.3 37.51 | 2390.6 | 2375.3 | 23628 | 7.80 | 659 | 472 | -206 | -27.7 | -306 | -1.88
45 37.57 | 2400.0 | 2384.7 | 23723 | 766 | 656 | 479 | -205 | -272 | -309 | -1.95
4.8 37.37 | 24095 | 2394.1 | 23816 | 766 | 6.46 | 477 | -203 | -26.7 | -31.1 | -2.02
5.0 37.05 | 2419.1 | 2403.3 | 2390.8 | 7.80 | 6.37 | 473 | 203 | -26.6 | -320 | -2.13
5.3 38.38 | 24285 | 24129 | 2399.9| 788 | 6.45 | 467 | -209 | 272 | -334 | -2.29
55 37.46 | 2437.7 | 24223 | 24089 | 7.80 | 652 | 460 | -20.9 | -27.4 | -33.7 | -2.31
5.8 36.53 | 2447.1 | 2431.4 | 24183 | 7.96 6.48 457 | -20.6 | -27.1 | -34.8 -2.36
6.0 36.21 | 2456.3 | 2440.5 | 24274 | 807 | 6.39 | 458 | -20.9 | -27.1 | -35.3 | -2.50
6.3 37.29 | 2465.3 | 2449.8 | 2436.1 | 809 | 652 | 452 | -215 | -281 | -36.9 | -2.59
6.5 35.87 | 2474.2 | 2458.8 | 24447 | 809 | 655 | 438 | -21.7 | -282 | -383 | -2.59
6.8 35.02 | 2482.9 | 24675 | 24536 | 807 | 654 | 432 | -21.9 | -285 | -386 | -2.64
7.0 34.58 | 2491.6 | 2476.2 | 24625| 799 | 653 | 439 | -21.9 | -289 | -39.1 | -2.70
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