Voltage Controlled Oscillator

ROS-EDR6476

Typical Performance Data

\% TUNE FREQUENCY POWER OUTPUT HARMONICS (dBc) FREQ. FREQ PHASE
TUNE SENS (MHz) (dBm) PUSH OFFSET NOISE
(MHz/V) (MHz/V) (KHz) (dBc/Hz)
-55°C +25°C +85°C -55°C +25°C +85°C F2 F3 F4
0.3 25.19 | 2864.0 | 2851.6 | 2844.3 | 2.69 1.51 047 | -32.4 | -476 | -61.8 2.65 1 -79
0.5 24.23 | 2870.2 | 2857.9 | 2850.7 | 2.78 1.61 061 | -32.1 | -46.0 | -71.2 2.66 10 -103
0.8 23.88 | 2876.3 | 2864.0 | 2856.7 | 2.89 | 1.71 | 0.72 | -31.8 | -44.0 | -62.4 2.66 100 -123
1.0 23.86 | 2882.3 | 2870.0 | 2862.7 | 3.01 1.81 0.82 | -31.9 | -42.2 | -63.3 2.67 1000 -143
1.3 24.11 | 2888.3 | 2875.9 | 2868.6 | 3.14 | 1.94 | 091 | -32.1 | -40.4 | -63.1 2.67
15 24.48 | 2894.4 | 2882.0 | 28745 | 3.27 | 2.07 | 099 | -31.9 | -39.7 | -63.0 2.67
1.8 25.10 | 2900.7 | 2888.1 | 2880.5 | 3.38 | 2.20 | 1.07 | -31.6 | -39.1 | -63.0 2.67
2.0 25.75 | 2907.0 | 2894.4 | 2886.7 | 3.49 | 230 | 1.18 | -31.8 | -38.6 | -62.4 2.67
2.3 26.48 | 2913.6 | 2900.8 | 2893.0 | 359 | 2.40 | 130 | -32.3 | -38.2 | -62.3 2.66
2.5 27.23 | 2920.3 | 2907.4 | 28995 | 3.69 | 2.49 | 143 | -32.7 | -38.0 | -61.2 2.64
2.8 28.02 | 2927.2 | 2914.2 | 2906.2 | 3.78 | 2559 | 155 | -32.6 | -375 | -60.4 2.62
3.0 28.66 | 29343 | 2921.2 | 29132 | 3.90 | 273 | 164 | -320 | -36.8 | -61.1 2.59
3.3 29.39 | 2941.6 | 2928.4 | 29203 | 4.01 | 283 | 1.72 | -315 | -36.1 | -60.5 2.56
35 29.97 | 2949.0 | 2935.7 | 29276 | 410 | 292 | 180 | -31.8 | -355 | -60.2 2.52
3.8 30.36 | 2956.5 | 2943.2 | 29350 | 422 | 301 | 1.88 | -31.8 | -34.6 | -60.4 2.46
4.0 30.65 | 2964.1 | 2950.8 | 2942.6 | 432 | 3.10 | 198 | -31.9 | -34.3 | -60.6 2.40
43 30.90 | 2971.7 | 2958.5 | 2950.2 | 4.40 | 3.20 | 2.05 | -32.2 | -34.3 | -60.0 2.34
45 31.15 | 2979.3 | 2966.2 | 2957.9 | 450 | 327 | 214 | -326 | -34.1 | -59.4 2.28
4.8 30.87 | 2986.8 | 2974.0 | 2965.6 | 459 | 333 | 224 | -334 | -34.4 | -59.0 2.21
5.0 30.56 | 2994.3 | 2981.7 | 2973.2 | 468 | 3.41 | 234 | -34.0 | -349 | -59.3 2.12
5.3 30.16 | 3001.7 | 2989.4 | 2980.9 | 4.71 | 3.47 | 2.44 | -341 | -35.0 | -59.9 2.03
5.5 29.84 | 3009.2 | 2996.9 | 2988.4 | 472 | 353 | 252 | -342 | -34.8 | -59.4 1.94
5.8 29.44 | 3016.5 | 3004.4 | 29958 | 472 | 359 | 261 | -33.7 | -355 | -59.5 1.66
6.0 29.44 | 3023.9 | 3011.7 | 3003.1 | 4.70 | 363 | 2.70 | -342 | -35.7 | -59.4 1.66
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