
Low Noise Amplifier ZQL-900MLN+
Typical Performance Data

(MHz) (dB) (dB) (:1) (:1) (dB) (dBm)

750.0 29.52 17.20 1.34 1.41 1.08 27.68
800.0 29.30 19.85 1.14 1.36 1.07 27.85
824.0 27.69 21.12 1.22 1.35 1.11 28.07
830.0 27.52 21.73 1.25 1.35 1.12 27.80
833.0 27.46 22.21 1.26 1.35 1.12 27.87
839.0 27.31 26.89 1.28 1.34 1.14 27.88
842.0 27.21 21.10 1.29 1.34 1.14 28.16
849.0 27.03 24.35 1.32 1.34 1.14 28.14
900.0 25.81 24.37 1.48 1.32 1.31 28.39
1000.0 23.60 27.66 1.68 1.37 1.67 28.69

FREQUENCY DIRECTIVITY

15V15V 15V 15V

NOISE
FIGUREGAIN Pout at

1dB Comp.

15V

VSWR
IN VSWR OUT

15V

REV. X1
ZQL-900MLN+

060917
Page 1 of 1


