Voltage Controlled Oscillator

ZX95-2800-S+

Typical Performance Data

\% TUNE FREQUENCY POWER OUTPUT HARMONICS (dBc) FREQ. FREQ PHASE
TUNE SENS (MHz) (dBm) PUSH OFFSET | NOISE
(MHz/V) (MHz/V) (kHz) (dBc/Hz)
-55°C +25°C +85°C -55°C +25°C  +85°C F2 F3 F4
0.0 68.9 1291.5 | 1259.7 | 1228.4 55 5.1 4.1 -14.9 -18.3 -42.2 1.2 1 -63
0.5 66.8 1323.5 | 1294.1 | 1265.7 5.5 5.0 4.0 -14.8 -18.4 | -40.3 0.7 10 -91
2.0 68.3 1418.8 | 1393.3 | 1372.7 5.2 4.8 3.6 -14.7 -18.8 -36.5 0.7 100 -113
3.0 74.6 1486.0 | 1461.6 | 1447.3 51 4.5 3.0 -14.4 -18.2 | -36.4 1.6 1000 -134
4.0 82.4 1558.6 | 1536.1 | 1528.1 4.8 4.2 2.5 -14.3 -18.4 -37.1 3.0
5.0 90.9 1635.5 | 1618.5 | 1614.7 4.4 3.8 2.1 -13.9 -20.1 | -37.1 4.8
6.0 95.5 1718.5 | 1709.4 | 1706.2 4.1 3.4 1.7 -19.0 -22.7 -34.1 5.1
7.0 97.0 1815.5 | 1805.0 | 1801.2 3.6 3.0 15 -18.7 -26.7 | -31.0 5.3
8.0 96.1 1913.1 | 1901.9 | 1896.6 35 2.9 1.4 -21.0 -33.9 -30.7 4.4
9.0 93.0 2010.0 | 1998.0 | 1991.3 3.3 2.8 1.4 -21.4 -35.9 | -30.8 3.6
10.0 89.7 2104.0 | 2091.0 | 2082.6 3.2 2.8 1.6 -21.4 -32.2 -31.0 3.2
11.0 85.5 2194.0 | 2180.7 | 2170.9 3.3 2.8 1.6 -21.9 -29.0 | -31.9 3.0
12.0 81.3 2279.9 | 2266.2 | 2255.8 3.4 2.8 1.6 -22.8 -28.4 -34.7 2.9
13.0 77.9 2361.8 | 2347.5 | 2336.5 3.3 2.7 1.6 -23.3 -26.7 | -37.5 2.6
14.0 73.6 2440.3 | 2425.4 | 2413.5 3.2 2.7 1.6 -23.4 -24.7 -40.8 2.4
15.0 69.2 2514.3 | 2499.0 | 2486.5 3.3 2.8 1.6 -25.2 -24.0 | -34.8 2.4
16.0 65.1 2583.8 | 2568.2 | 2555.3 3.2 2.6 1.5 -25.8 -22.8 -33.5 2.3
17.0 59.9 2649.0 | 2633.3 | 2619.9 3.2 2.6 1.6 -25.8 -22.7 | -32.8 2.4
18.0 55.6 2709.2 | 2693.3 | 2679.2 3.2 2.6 1.6 -27.1 -22.7 -32.2 2.6
19.0 51.4 2765.0 | 2748.8 | 2735.1 3.1 2.6 1.7 -28.1 -21.5 | -31.6 2.7
20.0 46.9 2816.5 | 2800.3 | 2784.4 3.1 2.5 1.5 -28.0 -21.0 -30.8 3.6
21.0 43.7 2864.0 | 2847.1 | 2831.1 3.1 2.6 1.6 -29.0 -19.9 | -31.0 3.7
22.0 40.5 2907.6 | 2890.8 | 2874.2 3.0 2.4 1.5 -28.9 -19.9 -31.1 4.0
23.0 36.7 2948.2 | 2931.3 | 2913.7 3.1 25 1.4 -28.7 -20.1 | -31.0 4.6
24.0 35.2 2985.3 | 2968.1 | 2950.5 2.9 2.4 1.5 -28.5 -21.0 -31.8 4.6
25.0 31.1 3020.1 | 3003.2 | 2983.7 3.0 2.4 1.4 -27.5 -21.2 | -31.9 5.1
26.0 29.9 3052.4 | 3034.3 | 3015.9 2.9 2.4 1.4 -26.5 -22.4 -32.4 5.1
27.0 29.9 3083.7 | 3064.1 | 3043.3 2.9 2.3 1.3 -24.9 -22.7 | -32.2 5.2
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