Plug-In

Frequency

Mixer

Level 17 (LO Power +17dBm) 1400 to 1900 MHz

Features

« low conversion loss, 7.3 dB typ.
« high L-R isolation, 35 dB typ.

« rugged welded construction, non-hermetic

Applications

« satellite communication
* base stations PCS/DCS

Mixer Electrical Specifications

TUF-11AH+

CASE STYLE: B02
PRICE: $23.95 ea. QTY (1-9)

+ RoHS compliant in accordance
with EU Directive (2002/95/EC)

The +suffixhasbeen added in ordertoidentify RoHS
Compliance. There has beenno change tothe model's
material, form, fit, or function. See our web site for RoHS
Compliance methodologies and qualifications.

MODEL FREQUENCY CONVERSION LOSS LO-RF ISOLATION LO-IF ISOLATION
NO. (MHz) (dB) (dB) (dB)
Total
LO/RF IF B Range
f-f, X o Max. Typ. Min. Typ. Min.
TUF-11AH+ | 1400-1900 40500 | 7.30 .28 90 B 5 0 15
1dB COMP.: +14 dBm typ.
Pin Connections Maximum Ratings
LO 4 Operating Temperature -55°C to 100°C
RF 1 Storage Temperature -55°C to 100°C
IF 2 RF Power 200mwW
GROUND 3 IF Current 40mA
CASE GROUND 3
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A B C D E F G H J K L wit.
480 500 240 255 210 230 16 .100 14 20 020 grams
1219 1270 610 648 533 584 406 254 356 508 51 19
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Typical Performance Data

TUF-11AH+

Frequency Conversion Loss Isolation L-R Isolation L-I VSWR RF port VSWR LO port
(dB) (dB) (dB) (1 (:1)
RF LO LO LO LO LO LO
MHz MHz +17dBm +17dBm +17dBm +17dBm +17dBm
140000 135000 777 3127 3209 214 249
143947 135047 767 30.76 3193 196 236
147895 142897 743 3037 3204 178 240
149211 144211 732 3035 212 173 242
150526 145526 7.19 3039 3221 163 240
154474 149474 704 3061 3136 147 241
157105 152105 6.98 30.75 3093 137 243
158421 153421 6.93 30.78 3041 135 240
162368 157368 6.83 30.74 2948 130 239
166316 161316 6.76 3090 2837 125 239
167632 162632 6.70 3097 2801 124 239
170263 165263 6.67 3092 27.27 122 237
174211 169211 661 3100 2647 120 238
176842 171842 6.63 3124 2603 119 238
178158 173158 659 3122 2577 119 237
182105 177105 659 3092 2512 121 236
186053 181053 6.68 3065 24.63 125 237
187368 182368 6.67 3061 24.43 127 235
188684 183684 6.74 3060 2419 129 233
190000 185000 6.79 3064 24,07 131 231
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