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Dimensions are in inches (mm).  Tolerances: 2 Pl. + .03; 3Pl. ± .015 
Notes: 
1. Case material: Nickel-Silver alloy. 
2. Base: Printed wiring laminate. 
3. Termination finish: 

For RoHS Case Styles: 3-5 µ inch (.08-.13 microns) Gold over 120-240 µ inch (3.05-6.10 microns) Nickel plate. 
All models, (+) suffix. 

Outline Dimensions 
CK829 
 

PCB Land Pattern 

Suggested Layout, 
Tolerance to be within ±.002 


