
Case Style CP 

 
CP2548  Rev.: AD   (03/07/19)   M172989   File: CP2548.DOCX 

This document and its contents are the property of Mini-Circuits                     Sheet 1 of  1 

 

HEATSINK

MOUNTING

SURFACE

RF IN

RF OUT

+28V 
GND

4.065 [103.25]

3.213 [81.61]

6.426 [163.22]
1.181 [30.00]

 

CASE# A B C D E F G H J K L 

CP2548 
7.25 

(184.15) 

4.33 

(110.0) 

4.58 

(116.33) 

6.69 

(170.0) 

1.38 

(35.05) 

3.36 

(85.34) 

-- 

-- 

-- 

-- 

.67 

(17.05) 

3.34 

(84.80) 

.71 

(18.00) 
 

CASE# M N WT. GRAMS WT. WITHOUT HEATSINK GRAMS 

CP2548 
-- 

-- 

-- 

-- 
2041 880 

Dimensions are in inches (mm). Tolerances: 2 Pl. + .03; 3 Pl. + .015 

Notes:  
1. Case material: Aluminum alloy. 

2. Finish:                   

                For RoHS Case Styles:    Clear Chemical conversion coating, non-chrome or trivalent chrome based. 

3. Heat sink finish:    Black anodize. 

4. Refer to the individual model data sheet for the type of connectors available. 

5. Recommended screws for mounting model without heat sink on 3/32” thick sheet: #6-32, 1.50” Length. 

6. Shape of connector flange may vary. 
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