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Case Style KK 
 
 
 
 
 
 

 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 

 
 
 

 
CASE # A B C D E F G H J K L M N P 

KK81 .30 
(7.62) 

.27 
(6.86) 

.23 
(5.84) 

.010 
(0.25) 

0.42 
(1.07) 

.020 
(0.51) 

.100 
(2.54) 

.05 
(1.27) 

.05 
(1.27) 

.020 
(0.51) 

.036 
(0.91) 

.26 
(6.60) 

.575 
(14.61) 

.600 
(15.24) 

KK265 .30 
(7.62) 

.27 
(6.86) 

.22 
(5.84) 

.010 
(0.25) 

.020 
(0.50) 

.020 
(0.51) 

.100 
(2.54) 

.05 
(1.27) 

.05 
(1.27) 

0.1 
(0.25) 

.032 
(0.81) 

.23 
(5.84) 

.450 
(10.62) 

.475 
(12.07) 

 
CASE # Q R S WT. GRAM 

KK81 .125 
(3.18) 

.050 
(1.27) 

.100 
(2.54) .50 

KK265 .125 
(3.18) 

.050 
(1.27) 

.100 
(2.54) .65 

Dimensions are in inches (mm). Tolerances: 2 Pl. + .03; 3 Pl. + .015 
 

Notes: 
1. Case material: Plastic. 
2. Termination finish: 
 For RoHS Case Styles:  Tin plate over Nickel plate. 

For RoHS-5 Case Styles:  Tin-Lead plate. 
3. Special Tolerances: Termination width + .005 inch, termination thickness + .003 inch. 

PCB Land Pattern 

Suggested Layout, 
Tolerance to be within ±.002 

Outline Dimensions 
KK81 
KK265 


