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SUGGESTED PCB LAND PATTERN
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CASE# A B C D E F G H J K L M 

KV1974 
1.040 

(26.42) 
.550 

(13.97) 
.200 

(5.08) 
.160 

(4.06) 
.230 

(5.84) 
.120 

(3.05) 
.160 

(4.06) 
.060 

(1.52) 
.140 

(3.56) 
.100 

(2.54) 
1.080 

(27.43) 
.590 

(14.99) 

 
CASE# N P Q R WT. GRAM 

KV1974 
.920 

(23.37) 
.430 

(10.92) 
.180 

(4.57) 
.080 

(2.03) 
2 

Dimensions are in inches (mm).  Tolerances:  2Pl.   .03; 3PL.  .015 

 

Notes: 
1. Case material:  Nickel-Silver alloy. 
2. Base:  Printed wiring laminate. 
3. Termination finish: 

For RoHS Case Styles: 3-5 µ inch (.08-.13 microns) Gold over 120-240 µ inch (3.05-6.10 microns) Nickel plate. 
For RoHS-5 Case Styles:  Tin-Lead plate. 

KV1974 Outline Dimensions 


