
Termination 50 Ω , BNC BTRM-50+
Typical Performance Data

(MHz) (dB)

10 54.89
86 55.01

162 55.35
238 56.34
315 58.22
391 61.38
467 62.22
543 57.18
619 52.72
695 49.30
772 46.56
848 44.35
924 42.41

1000 40.77
1167 37.77
1333 35.39
1500 33.45
1667 31.85
1833 30.50
2000 29.40
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