
Coaxial Band Pass Filter VBF-1560+
Typical Performance Data

(MHz) (dB) (dB)

50 71.05 0.09
200 60.45 0.20
500 47.20 0.32
1040 34.41 0.66
1100 28.83 0.77
1250 15.98 1.53
1340 8.27 3.81
1400 4.51 9.06
1500 2.68 31.86
1560 2.61 23.39
1620 2.83 15.32
1780 4.36 16.94
1850 8.85 6.51
1910 15.74 3.74
2000 27.66 2.68
2100 41.90 2.13
2105 41.62 2.09
3500 28.55 0.35
4200 36.01 0.45
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