
Coaxial SMA Band Pass Filter VBFZ-780-S+
Typical Performance Data

(MHz) (dB) (dB)

10 79.73 0.00
80 65.09 0.01
250 57.62 0.07
440 33.58 0.43
460 29.32 0.52
510 19.74 0.90
542 14.25 1.40
595 6.78 3.73
643 3.19 8.79
710 1.87 15.24
780 1.76 13.38
850 2.01 10.41
1052 3.95 9.09
1105 7.91 5.42
1158 15.43 3.30
1300 30.97 1.24
1320 31.84 1.13
3000 76.71 0.26
8000 47.70 1.95
16000 45.21 0.90
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