
ZUDC30-06183-S+
Typical Performance Data

(GHz) (dB) (dB) (dB) IN OUT CPL

6.0 0.2 30.8 32.3 21.3 21.0 22.1
6.2 0.2 30.8 31.2 21.0 20.8 21.4
6.4 0.3 30.8 30.3 20.8 20.7 21.3
6.6 0.3 30.7 29.3 20.8 20.7 21.1
6.8 0.3 30.7 28.1 21.2 21.0 21.1
7.0 0.3 30.7 27.1 21.9 21.7 21.8
7.2 0.3 30.7 26.2 22.8 22.6 22.9
7.4 0.3 30.7 25.4 23.9 23.7 24.1
7.6 0.3 30.7 24.8 25.5 25.5 26.1
7.8 0.3 30.7 24.2 27.9 27.8 29.5
8.0 0.3 30.7 23.7 31.0 31.1 31.6
8.2 0.3 30.7 23.1 35.7 35.1 31.7
8.4 0.3 30.7 22.7 38.9 37.2 28.6
8.6 0.3 30.7 22.2 33.5 33.8 25.1
8.8 0.3 30.7 21.9 29.9 29.6 22.9
9.0 0.3 30.7 21.5 26.8 26.4 21.2
9.2 0.3 30.7 21.1 24.5 24.4 20.2
9.4 0.3 30.8 20.8 22.8 22.9 19.8
9.6 0.3 30.8 20.7 21.8 21.8 19.2
9.8 0.3 30.9 20.8 21.0 20.9 18.9

10.0 0.3 31.0 21.2 20.4 20.5 19.0
10.2 0.3 31.0 21.4 20.0 20.2 18.7
10.4 0.3 31.0 21.6 19.9 19.8 18.7
10.6 0.3 30.9 21.6 20.2 20.1 19.3
10.8 0.3 30.9 21.5 20.7 20.6 19.7
11.0 0.3 30.8 21.4 21.3 21.0 20.3
11.5 0.3 30.7 21.2 25.6 24.9 22.0
12.0 0.3 30.6 21.0 33.2 32.5 23.1
12.5 0.3 30.6 20.1 27.4 27.3 24.8
13.0 0.4 30.6 18.9 21.2 21.7 25.8
13.5 0.4 30.9 18.6 19.4 19.5 22.0
14.0 0.4 31.0 20.2 19.8 19.9 19.8
14.5 0.4 31.0 23.4 22.8 23.4 19.2
15.0 0.4 30.9 25.5 32.4 33.6 22.5
15.5 0.4 30.8 25.8 26.0 26.1 30.0
16.0 0.4 30.7 20.7 20.9 21.0 25.0
16.5 0.4 30.6 17.9 19.7 19.8 21.5
17.0 0.4 30.6 16.0 21.7 21.8 21.1
17.5 0.4 30.5 15.2 29.4 29.1 27.3
18.0 0.4 30.7 15.1 29.4 29.5 21.3

(1)Mainline loss includes coupling loss. 
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