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Plug-In

MPD-1+ 1-100 DC-50 7 8 500 40 neg. 1000 700 0.2 1 143

 MPD-2+ 10-200 DC-50 7 8 500 40 neg. 1000 700 0.3 1 143

MPD-21+ 50-400 DC-50 7 7 500 40** neg.  800 500 1 120 120

Surface Mount

SYPD-1+ 1-100 DC-50 7 8 500 40 neg. 1000 700 0.2 1 143

SYPD-2+ 10-200 DC-50 7 8 500 40 neg. 1000 700 0.3 1 143

50Ω  1 to 400MHz

D E S I G N E R ’ S  K I T  K - P D

Phase Detectors

MPD FEATURES
• Wideband, 50Ω
• Input pwr. 50mW max.
• Low DC offset
• High DC output
• High isolation
• Welded metal case
• Hermetically sealed
• Shielded plug-in pkg.

SYPD FEATURES
• Wideband, 50Ω
• Input pwr. 50mW max.
• Low DC offset
• High DC output
• High isolation
• Rugged plastic case
• Miniature SM pkg.

( L ) 0.50” x (W) 0.38” x (H) 0.15”

K-PD ELECTRICAL SPECIFICATIONS

REV. A 
ECO-009382
M106033 
K-PD
210823

*MPD-1+: DC output decreases to 550mV over 1-10MHz as temperature decreases to -55ºC.

**MPD-21+: 30dB from 200 to 400MHz
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