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(kit includes 7 models, 1 of each, 7 total)

REV. A
ECO-007355
K-SCF+
MCL NY
210324

50Ω DC to 420 MHz

D E S I G N E R ’ S  K I T  K - S C F +

Low Pass Filters

K-SCF+  ELECTRICAL SPECIFICATIONS

FEATURES
• Wideband, 50Ω

• Wide selection of cut-off frequencies

• Excellent rejection

• Tough plastic case (L) 0.75” x (W) 0.38” x (H) 0.28”

Model Passband (MHz)
fco, (MHz) 
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(:1)
Power Input2 

(W)

(loss < 1dB)
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(loss > 20dB) (loss > 40dB)

Passband
Typ.

Stopband
Typ.     Max.

SCLF-21.4+ DC-22 24.5 32-41 41-200 1.7 18 0.5

SCLF-30+ DC-30 35 47-61 61-200 1.7 18 0.5

SCLF-45+ DC-45 55 70-90 90-200 1.7 18 0.5

SCLF-135+ DC-135 155 210-300 300-600 1.7 18 0.5

SCLF-190+ DC-190 210 290-390 390-800 1.7 18 0.5

SCLF-380+ DC-380 440 580-750 750-1800* 1.7 18 0.5

SCLF-420+   DC-420 570  750-920 920-2000*  1.7 18 0.5

* 35dB for SCLF-380+, SCLF-420+


