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(9 models, 2 of each, 18 total)

REV. A
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K2-MCA+
MCL NY
210820

50Ω   1760 to 3600 MHz

D E S I G N E R ’ S  K I T  K 2 - M C A +

Frequency Mixers

K2-MCA+ ELECTRICAL SPECIFICATIONS

FEATURES
• High IP3, to +35 dBm
• Excellent L-R isolation, to 44 dB typ.
• Large selection of models, LO levels 10, 13 & 17dBm 
• Low conversion loss, 7dB
• Small size, ( L) 0.25” x( W ) 0.3” x ( H ) 0.19”
• Low cost
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MCA-19FLH+ 10.0 1760-1820 1850-1910 70-130 6.9 10.0 25 40 39

MCA-30FLH+ 10.0 2780-2880 2960-3060 130-230 7.5 10.0 25 35 27

MCA-36FLH+ 10.0 3070-3170 3500-3600 380-480 8.4 10.0 25 40 28

MCA-19FMH+ 13.0 1760-1820 1850-1910 70-130 6.9 13.0 30 40 39

MCA-30FMH+ 13.0 2780-2880 2960-3060 130-230 7.4 13.0 30 35 27

MCA-36FMH+ 13.0 3070-3170 3500-3600 360-480 8.3 13.0 30 42 27

MCA-19FH+ 17.0 1760-1820 1850-1910 70-130 6.9 17.0 35 40 39

MCA-30FH+ 17.0 2780-2880 2960-3060 130-230 7.4 17.0 34 37 27

MCA-36FH+ 17.0 3070-3170 3500-3600 380-480 8.3 17.0 33 44 29
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