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FEATURES
• Wideband 50Ω
• Input power 31dBm max.
• 1 to 10dB attenuation slope
• SMA Male and Female connectors
• Rugged Unibody construction
• Length less than 1.5” 
• Low cost

 (kit includes 8 models, 1 of each, 8 pcs total)

REV. A
ECO-009230
KVEQY-63+
MCL NY
230914

D E S I G N E R ’ S  K I T  K V E Q Y - 6 3 +

Gain Equalizers
50Ω  DC to 6 GHz

KVEQY-63+ ELECTRICAL SPECIFICATIONS
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VEQY-1-63+ DC - 6 1.5 1.1 0.6 1.07 1.13 1.07 31

VEQY-2-63+ DC - 6 2.5 1.7 0.6 1.02 1.13 1.18 31

VEQY-3-63+ DC - 6 3.8 2.6 0.8 1.06 1.21 1.25 31

VEQY-4-63+ DC - 6 4.8 2.8 0.8 1.09 1.21 1.14 31

VEQY-5-63+ DC - 6 6.0 3.6 1.2 1.05 1.12 1.14 31

VEQY-6-63+ DC - 6 7.0 2.6 0.6 1.08 1.20 1.12 32

VEQY-8-63+ DC - 6 8.6 2.9 0.6 1.13 1.21 1.06 31

VEQY-10-63+ DC - 6 11.1 5.0 1.2 1.05 1.11 1.21 31

A. Performance and quality attributes and conditions not expressly stated in this specification document are intended to be excluded and do not form a part of this specification document.
B. Electrical specifications and performance data contained in this specification document are based on Mini-Circuit’s applicable established test performance criteria and measurement instructions.
C. The parts covered by this specification document are subject to Mini-Circuits standard limited warranty and terms and conditions (collectively, “Standard Terms”); Purchasers of this part are 
entitled to the rights and benefits contained therein. For a full statement of the Standard Terms and the exclusive rights and remedies thereunder, please visit Mini-Circuits’ website 
at www.minicircuits.com/MCLStore/terms.jsp


